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BSZ-SU Concrete Screw

VLASTNOSTI

Fire resistance class R30-R120 for design of anchorages
under exposure to fire

ETA assessed for anchoring in cracked and non-cracked
concrete

Approved for use in seismic design category C1 (all sizes)

Approved for use in seismic design category C2 (for Drill
Bit Diameters 8 mm and greater)

Removable anchor is ideal for temporary fixings

Atlantis finish has superior corrosion protection (up to C3
environment according to EN I1SO 9223 & 9224)

Atlantis finish is suitable for outdoor installation

Material: Ocel Z c E @
Ra0-R120 SEISMIC ETA-20/0493 | pao-Rizo
SPECIFIKACE
Table 1/2
Katalogové Cislo Article Povrchova Drill Bit Drill Bit Screw Length Embedment
Number Uprava Diameter Diameter (L) Depth
BSZSU06040ZL 402605 Atlantis 6mm 6mm 40mm 35 mm
BSZSU06050ZL 402606 Atlantis 6mm 6mm 50mm 35 mm
BSZSU08070ZL 402610 Atlantis 8mm 8mm 70mm 65 mm
BSZSU10100ZL 402615 Atlantis 10mm 10mm 100mm 85 mm
BSZSU10120ZL 402620 Atlantis T0mm 10mm 120mm 85 mm
BSZSU12110ZL 402625 Atlantis 12mm 12mm 110mm 105 mm
BSZSUO6040EG 402635 Electrogalvanize 6mm 6mm 40mm 35 mm
d
BSZSUOG050EG 402640 Electrogalvanize 6mm 6mm 50mm 35 mm
d
BSZSUO8070EG 402645 Electrogalvanize 8mm 8mm 70mm 65 mm
d
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https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06040zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06050zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu08070zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10100zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10120zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu12110zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06040eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06050eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu08070eg
https://www.nvent.com/caddy

Katalogové cislo

BSZSUT0100EG

BSZSU10120EG

BSZSU12110EG

Katalogové cislo
BSZSU06040ZL
BSZSU06050ZL
BSZSU08070ZL
BSZSU10100ZL
BSZSU10120ZL
BSZSU12110ZL
BSZSU06040EG
BSZSU06050EG
BSZSU08070EG
BSZSUT0100EG
BSZSU10120EG

BSZSUT12110EG

Article

Number

402650

402658

402663

Povrchova
uprava

Electrogalvanize
d

Electrogalvanize
d

Electrogalvanize
d

Article Number
402605
402606
402610
402615
402620
402625
402635
402640
402645
402650
402658

402663

Characteristic Axial Loads from ETA-20/0046

Part Number

BSZSU06040xx

BSZSU06050xx

BSZSU08070xx

BSZSU10100xx

BSZSU10120xx

BSZSU12110xx

Cracked Concrete C20/25

1.87 kN

1.81 kN

5.88 kN

8.99 kN

8.99 kN

12.571 kN

Drill Bit Drill Bit
Diameter Diameter
10mm T0mm
10mm 10mm
12mm 12mm
Table 2/2

A Torque (TQ)
5mm 170 N'm
15 mm 170 N'm
5mm 20 N'm
15 mm 30 N'm
35 mm 30 N'm
5mm
5mm 170 N'm
15 mm 170 N'm
5mm 20 N'm
15 mm 30 N'm
35 mm 30 N'm
5mm

Non-Cracked Concrete C20/25

1.98 kN

1.98 kN

8.41 kN

12.85 kN

12.85 kN

17.87 kN

Screw Length
L
1700mm

120mm

1770mm

Certifications

Embedment
Depth
85 mm

85 mm

1705 mm

CE, 20-0046, CE, 20-0494

CE, 20-0494, CE, 20-0046

CE, 20-0046, VdS
VdS, CE, 20-0046
CE, 20-0046, VdS

CE, 20-0046, vdS

CE, 20-0046, CE, 20-0494

CE, 20-0046, CE, 20-0494

VdS, CE, 20-0046
VdS, CE, 20-0046
CE, 20-0046, VdS

VdS, CE, 20-0046

Standard Embedment Depth

35 mm

35 mm

65 mm

85 mm

85 mm

705 mm
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https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10100eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10120eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu12110eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06040zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06050zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu08070zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10100zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10120zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu12110zl
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06040eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu06050eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu08070eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10100eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu10120eg
https://devinstance.nvent.com/cs-cz/caddy/products/efsbszsu12110eg
https://www.nvent.com/caddy
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UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni

nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mize zpUsobit
selhani produktu, poskozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.

North America Europe Europe APAC
+1.800.753.9221 Netherlands: Germany: Shanghai:
Option 1 — Customer Care +31 800-0200135 800 1890272 +862124121618/19
Option 2 — Technical France: Other Countries: Sydney:
Support +33 800901 793 +31 13 5835404 +61 29751 8500
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their respective owners. nVent reserves the right to change specifications without notice.
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