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EQVS Round Duct Fixing with Sound Reducer,

V-Shape

VLASTNOSTI

Includes holes for pop-rivet connection

SPECIFIKACE
Table 1/2
Katalogové ¢islo Article Material Povrchova Hole Size 1 Hole Size 2 Hole Size 3
Number uprava (HS1) (HS2) (HS3)
EQVS 597770 Ocel, EPDM-SBR Electrogalvaniz 8.5 mm 8.5 mm 4.2mm
Rubber ed
Table 2/2
Katalogové cislo Article Number Height (H) Width (W) Thickness (T) X
EQVS 597770 60 mm 40 mm 2 mm 8.5x20 mm
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Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mlize zpUsobit

selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.

North America
+1.800.753.9221
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Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404
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