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H-PSM Conduit to Flange Clip, Side Mount

VLASTNOSTI

Requires only a hammer to install
Available for EMT, rigid and aluminum conduit

Will pivot thru 360°

Orientation: Side Mount

Material: Spring Steel

Povrchova tprava: nVent CADDY Armour
SPECIFIKACE

Katalogové cislo Article Number  Outer Diameter (OD) Flange Thickness (FT) Ultimate Static Load (F)

12P24SM 175220 22-30 mm 3-8 mm 111N
12P58SM 175230 22-30 mm 8-14 mm 111N
12P912SM 175240 22 -30 mm 14-20 mm 111N
16P24SM 175260 30-35mm 3-8 mm 111N
16P58SM 175270 30-35mm 8-14 mm 111N
16P912SM 175280 30-35mm 14-20 mm T1IN
8P24SM 175180 18-22 mm 3-8mm 111N
8P4SM 175170 18-22 mm 2-3mm 111N
8P58SM 175190 18-22 mm 8-14 mm 111N
8P9125M 175200 18-22 mm 14-20 mm 111N
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https://devinstance.nvent.com/cs-cz/caddy/products/efs12p24sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs12p58sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs12p912sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs16p24sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs16p58sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs16p912sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs8p24sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs8p4sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs8p58sm
https://devinstance.nvent.com/cs-cz/caddy/products/efs8p912sm
https://www.nvent.com/caddy
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UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna

instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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