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Improved nVent CADDY Cat HP J-Hook Mod

Clip with Rod/Wire Clip

Improved nVent CADDY Cat HP Mod Clip J-Hook with
Rod/Wire Clip allows for quick attachment to threaded rod
(— or wire without screws or special tools. Enjoy enhanced
S stability and customization for efficient cable
management while gaining ultimate flexibility on the job
and minimizing inventory impact.

VLASTNOSTI

Tool-free assembly

Works with nVent J-Hook Versa-Mount technology from
nVent CADDY
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SPECIFIKACE
Katalogové cCislo Article Povrchova uprava Material Rod Size (RS) Velikost Static
Number dratu Load
CATHPM4Z34 186082 nVent CADDY Spring M4, M6, M8, M10, 48-6.4mm 130N
Armour Steel M12
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https://devinstance.nvent.com/cs-cz/caddy/products/efscathpm4z34
https://www.nvent.com/caddy

DIAGRAMS
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UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna

instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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