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Improved nVent CADDY Cat HP J-Hook with T-

Grid Clip

The Improved nVent CADDY Cat HP J-Hook with T-Grid
Clip is an innovative assembly featuring a combination of
the Improved nVent CADDY Cat HP J-Hook with a T-Grid
Clip attachment. The Assembly simplifies cable
management by offering quick installation to floor-
mounted T-grid applications.

Engineered for high-performance data cable management,
this system supports Cat 5e, Cat 6, Cat 6A, Cat 7, and fiber
optic cables, with superior fill capacity and load ratings
compared to most non-continuous alternatives. The
Assemblies' rounded edges ensure proper bend radius
support, protecting cable integrity and optimizing
performance.

VLASTNOSTI

Tool-free installation

Versa-Mount Technology: Innovative attachment design provides multiple structural and installation methods for wall,
ceiling, and threaded rod mounting applications

Improved design allows for optimized inventory, reducing job site scheduling risks associated with multiple SKUs

Provides optimal support for high-performance data cable—including category cable, Power over Ethernet (PoE), and fiber
optic

Complies with EN 50174-2

Meets ISO®/IEC 14763-2, ANSI®/TIA 568 and ANSI®/TIA 569
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SPECIFIKACE
Table 1/2
Katalogové Cislo Article Material Povrchova uprava Diamete Area Cable Capacity,
Number r Cat Se
CAT16HPTS 181089 Ocel, Spring nVent CADDY Armour, 25mm  690mm 20
Ocel Pregalvanized 2
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Table 2/2

Katalogové ¢éislo Article Number Cable Capacity, Cat 6 Cable Capacity, Cat 6A A Static Load
CAT16HPTS 181089 15 10 65 mm 270N
UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrzovani pokynd a varovani nVent mize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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