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KP T-Bolt for C-Channel EQO/EOL/E1

VLASTNOSTI

For use with C-Profiles

Pre-mounted with large washer and nut

Channel Type: EO;EOL;ET
Material: Ocel
Povrchova tprava: Electrogalvanized
SPECIFIKACE
Katalogové cislo Article Number Screw Diameter (Sc) Screw Length (L) A B
KP2708030 590076 8 30mm 25 mm T4 mm
KP2708040 590077 8 40mm 25 mm T4 mm

DALSi PODROBNOSTI O PRODUKTU
Sliding force F2 is limited to 600 N for all types of Nuts and T-Bolts for C-channel System.

Nuts and T-Bolts for C-channel System

C-Channel Type Pullout Force F1
EO 1300 N
EOL 800 N
E1 1900 N
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https://devinstance.nvent.com/cs-cz/caddy/products/efskp2708030
https://devinstance.nvent.com/cs-cz/caddy/products/efskp2708040
https://www.nvent.com/caddy

DIAGRAMS

UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni

nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mlize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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