\v

TS
ﬂ\/ent | CADDY We connect and protect

nVent CADDY Rod Lock Spring Steel Strut Nut

The QCN combines the unique properties of Spring Steel
and CADDY "push-to-install" technology to create a snap in
place strut nut with shockingly quick install of threaded
rod or bolts. Use with a hex nut on threaded rod for fast
install of prefabricated trapeze systems or with a truss
head bolt for unbelievably fast wall mounting of electrical
boxes and other services.

VLASTNOSTI

Easy "push-to-install" design allows installers to simply push the threaded rod through the mounting hole, instantly holding
it in position

Works with slightly damaged threads and minor burrs on the threaded rod

Perfect for quickly installing branch runs either at the load with standard strut or at the structure in combination with
embedded strut

Integrated design eliminates the need for finicky spring nuts and loose hardware, simplifying installation
Quickly wall mount enclosures using common threaded bolts

Designed for use with standard strut widths (1 5/8" or 41mm) both shallow and deep profiles

Material: Spring Steel

Povrchova tprava: nVent CADDY Armour
SPECIFIKACE

Table 1/2

Katalogové cislo Article Number Rod Size (RS) Height (H) A B Static Load 1 (F1)
4QCN 593000 M6 19 mm 38mm  38mm 325N

5QCN 593001 M8 19 mm 38mm  38mm 450N
6QCN 593002 M10 19 mm 38mm 38mm 475N
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Katalogové cislo Article Number Rod Size (RS) Height (H) A B Static Load 1 (F1)

8QCN 593003 M12 18 mm 38mm 38mm 550N

Table 2/2
Katalogové cislo Article Number Static Load 2 (F2) Static Load 3 (F3) Torque (TQ)
4QCN 593000 90N 130N T.12N'm
5QCN 593001 TT10N 225N T.5N'm
6QCN 593002 130N 225N 2.5N'm
8QCN 593003 130N 225N 2.75N'm

DALSIi PODROBNOSTI O PRODUKTU

The QCN requires a longer bolt than standard strut nuts. See instruction sheet for detailed information.

In order to function properly on shallow strut (27mm or 13/16" deep), the QCN should be installed directly above a slot hole.
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UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna

instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mlize zpUsobit
selhani produktu, poskozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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