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nVent CADDY Speed Link Light Pack with

Wedge Anchor

The nVent CADDY Speed Link Light Pack with Wedge
Anchor includes a precut length (Tm and 2m) of Tmm wire
rope riveted to a wedge anchor together with an ultra-low-
profile locking device. Contractors can quickly and safely
install it to the concrete ceiling to support and secure
lighting and signage.

VLASTNOSTI

Complete system includes wire, locking device and wedge
anchor from fischerwerke GmbH &Co. KG

Quickly and easily attaches into cracked and non-cracked
concrete

No special tools required

ETA 06/0175 approval available from fischerwerke GmbH

&Co. KG
Static Load Safety Factor: 5:1
Povrchova uprava: Electrogalvanized
Material: Ocel;Brass
SPECIFIKACE
Table 1/2

Katalogové cislo Article Number Wire Rope Diameter  Wire Rope Length  Length (L) Height (H) Width (W)

CLPTLTWAG 196093 Tmm m 54mm 17 mm 12.5mm

CLPTL2WAG 196094 Tmm 2m 54mm 17 mm 12.5mm
Table 2/2

Katalogové cislo Article Number Thickness (T) Angle (a) Static Load

CLPTLTWAG 196093 6.5 mm 60 ° 100N

CLPTL2WAG 196094 6.5 mm 60 ° 100N

Drill Bit Diameter: 6mm

Drill Hole Depth: 3Tmm

Embedment Depth: 25 mm Min
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https://devinstance.nvent.com/cs-cz/caddy/products/efsclp1l1wa6
https://devinstance.nvent.com/cs-cz/caddy/products/efsclp1l2wa6
https://devinstance.nvent.com/cs-cz/caddy/products/efsclp1l1wa6
https://devinstance.nvent.com/cs-cz/caddy/products/efsclp1l2wa6
https://www.nvent.com/caddy

DIAGRAMS

P

i

R

/

=

UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni

nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mlize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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