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We connect and protect

SBMK Male-Male Compression Insulator

Material:

Povrchova uprava:

SPECIFIKACE

Ocel;EPDM-SBR Rubber
Electrogalvanized

Katalogové ¢éislo
SBMKM10

SBMKMS8

DIAGRAMS

Article Number

588630

588610

Diameter (0) Rod Size (RS) Static Load
40 mm M10 600N
40 mm M8 600N
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https://devinstance.nvent.com/cs-cz/caddy/products/efssbmkm10
https://devinstance.nvent.com/cs-cz/caddy/products/efssbmkm8
https://www.nvent.com/caddy

UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukénich listech a materialech pro sSkoleni
nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuZiti, nespravné pouziti nebo jiny nedostatek Uplného dodrzovani pokyn( a varovani nVent mize zplsobit

selhani produktu, poskozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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