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Speedway Cable Ladder Inside Riser, 90°

VLASTNOSTI

Creates a 90° inside riser elevation change for cable tray

Provides optimal support for high-performance low
voltage and data cables

Innovative SPEEDLOK integrated coupling system
Safety edge protects cables during installation

Slotted side channel, eliminating field drilling for cut-to-
length applications

IEC 61537 load rating and earthing compliant

Responsive design and layout services, including seismic

Material: Ocel

Povrchova uprava: Hot-Dip Galvanized C €
SPECIFIKACE

Katalogové ¢islo Article Number Width (W) Angle (a) A B (o D
CLTT0X150IR90HD 840500 150 mm 90 ° 470 mm 4170 mm 580 mm 80 mm
CLT170X300IR90HD 840510 300 mm 90 ° 470 mm 470 mm 580 mm 80 mm
CL110X450I1R90HD 840520 450 mm 90 ° 410 mm 410 mm 580 mm 80 mm
CL110X600IR90HD 840530 600 mm 90 ° 470 mm 4170 mm 580 mm 80 mm
CLT1T0X750IR90HD 840540 750 mm 90 ° 470 mm 470 mm 580 mm 80 mm
CLTT0X900IR90HD 840550 900 mm 90 ° 470 mm 470 mm 580 mm 80 mm
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https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x150ir90hd
https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x300ir90hd
https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x450ir90hd
https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x600ir90hd
https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x750ir90hd
https://devinstance.nvent.com/cs-cz/caddy/products/efscl110x900ir90hd
https://www.nvent.com/caddy

DIAGRAMS

UPOZORNENI

Produkty nVent musi byt instalovany a pouzivany pouze tak, jak je uvedeno v instrukcnich listech a materialech pro Skoleni

nVent. Instrukeni listy jsou k dispozici na www.nvent.com a od vaseho zastupce zakaznického servisu nVent. Nespravna
instalace, zneuziti, nespravné pouziti nebo jiny nedostatek Uplného dodrZzovani pokynd a varovani nVent mlize zpUsobit
selhani produktu, poSkozeni majetku, vazné zranéni osob a smrt a/nebo zrusit vasi zaruku.
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