\ (‘

ﬂ\/éﬂt | cADDY

C-EU Single Cable to Flange Clamp

FUNKTIONER

We connect and protect

Supports single run of conduit

Attaches to beam flanges, angle iron, joists and other

structural supports

Materiale: Stal

Finish: Hot-Dip Galvanized

SPECIFIKATIONER

Katalognummer
C12EU
C16EU
C20EU
C24EU
C28EU
C32EU
C36EU
C40EU
C44EU
C48EU
C52EU
C56EU

C60EU

Artikelnummer
337300
337310
337320
337330
337340
337350
337360
337370
337380
337390
337400
337410

337420

Outer Diameter (OD)

8-12mm

12-16 mm

16-20 mm

20 -24 mm

24 -28 mm

28 -32 mm

32-36 mm

36-40 mm

40 - 44 mm

44 - 48 mm

48 - 52 mm

52-56 mm

56 - 60 mm

Flange Thickness (FT)

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

12 mm Max

A

47 mm Max

46 mm Max

50 mm Max

54 mm Max

58 mm Max

63 mm Max

67 mm Max

717 mm Max

81 mm Max

85 mm Max

90 mm Max

94 mm Max

98 mm Max

Torque (TQ)
2N'm
2N'm
2 N'm
2N'm
2N'm
2N'm
2N'm
2N'm
4 N'm
4 N'm
4 N'm
4 N'm

4 N-m
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https://devinstance.nvent.com/da-dk/caddy/products/efsc12eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc16eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc20eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc24eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc28eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc32eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc36eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc40eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc44eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc48eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc52eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc56eu
https://devinstance.nvent.com/da-dk/caddy/products/efsc60eu
https://www.nvent.com/caddy

Katalognummer Artikelnummer  Outer Diameter (OD)  Flange Thickness (FT) A Torque (TQ)

C64EU 337430 60 - 64 mm 12 mm Max 102 mm Max 4 N'm

YDERLIGERE PRODUKTOPLYSNINGER

Screw is electrogalvanized on clamps that have an outer diameter of 40 mm or less.
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ADVARSEL

nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og traeningsmaterialer.
Vejledninger er tilgeengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,
fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,
materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.
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