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Cable Tie Holder with Inverted Flange Clip

FUNKTIONER

Used to support cables from beam flanges
Requires only a hammer to install

Installed at the inside of the beam to avoid accidental rip-

off

Materiale: Spring Steel

Finish: nVent CADDY Armour
SPECIFIKATIONER

Katalognummer Artikelnummer Flange Thickness (FT) A B Static Load
4H24CTIN 160470 3-8mm 9 mm 2 mm 150N
4H58CTIN 160480 8-14 mm 9 mm 2 mm 150N
4H912CTIN 160490 14-20 mm 9 mm 2 mm 150N
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https://devinstance.nvent.com/da-dk/caddy/products/efs4h24ctin
https://devinstance.nvent.com/da-dk/caddy/products/efs4h58ctin
https://devinstance.nvent.com/da-dk/caddy/products/efs4h912ctin
https://www.nvent.com/caddy
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ADVARSEL
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nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og traeningsmaterialer.

Vejledninger er tilgaengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,

fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,

materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.
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