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Improved Cat HP J-Hook with T-Grid Clip, 25

mm dia

KATALOGNUMMER

CAT16HPTS

z The Improved nVent CADDY Cat HP J-Hook with T-Grid

‘ Clip is an innovative assembly featuring a combination of
the Improved nVent CADDY Cat HP J-Hook with a T-Grid
Clip attachment. The Assembly simplifies cable
management by offering quick installation to floor-
mounted T-grid applications.

Engineered for high-performance data cable management,
this system supports Cat 5e, Cat 6, Cat 6A, Cat 7, and fiber
optic cables, with superior fill capacity and load ratings

compared to most non-continuous alternatives. The
Assemblies' rounded edges ensure proper bend radius
support, protecting cable integrity and optimizing
performance.

FUNKTIONER

Tool-free installation

Versa-Mount Technology: Innovative attachment design provides multiple structural and installation methods for wall,
ceiling, and threaded rod mounting applications

Improved design allows for optimized inventory, reducing job site scheduling risks associated with multiple SKUs

Provides optimal support for high-performance data cable—including category cable, Power over Ethernet (PoE), and fiber
optic

Complies with EN 50174-2

Meets ISO®/IEC 14763-2, ANSI®/TIA 568 and ANSI®/TIA 569

® ®

PRODUKTEGENSKABER
Artikelnummer: 181089

Materiale: Stal;Spring Stal
Finish: nVent CADDY Armour;Pregalvanized

Diameter: 25 mm
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Area: 690mm?

Cable Capacity, Cat 5e: 20
Cable Capacity, Cat 6: 15
Cable Capacity, Cat 6A: 10
A 65 mm

Static Load: 270N

ADVARSEL

nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og traeningsmaterialer.

Vejledninger er tilgaengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,

fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,

materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support

\v

nvent

Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404
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