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Hammer-On Flange Clip, Bottom Mount

FUNKTIONER

Can be used to support boxes, fixtures or other
applications from beam flanges

Assorted attachment points provided to reduce inventory

Requires only a hammer to install

NG OND

SPECIFIKATIONER

Table 1/2
Katalognummer  Artikelnum Materiale Finish Flange Rod Size Static Load 1
mer Thickness (FT) (RS) (F1)
EM1318 170075 Spring Steel nVent CADDY 21-28 mm 6 450N
Armour
EM24 170050 Spring Steel nVent CADDY 3-8mm 6 450N
Armour
EM24S1 179720 Stainless Steel 301 3-8mm 6 200N
(EN 1.4310)
EM24SP25 172170 Spring Steel nVent CADDY 3-8mm 6 450N
Armour
EMS8 170060 Spring Steel nVent CADDY 8-14 mm 6 450N
Armour
EM58R5 191027 Spring Steel nVent CADDY 8-14 mm 6 450N
Armour
EM58S1 179730 Stainless Steel 301 8-14 mm 6 200N
(EN 1.4310)

nVent.com/CADDY | 1


https://devinstance.nvent.com/da-dk/caddy/products/efsem1318
https://devinstance.nvent.com/da-dk/caddy/products/efsem24
https://devinstance.nvent.com/da-dk/caddy/products/efsem24s1
https://devinstance.nvent.com/da-dk/caddy/products/efsem24sp25
https://devinstance.nvent.com/da-dk/caddy/products/efsem58
https://devinstance.nvent.com/da-dk/caddy/products/efsem58r5
https://devinstance.nvent.com/da-dk/caddy/products/efsem58s1
https://www.nvent.com/caddy

Katalognummer

EM58SP25

EM912

EM91281

EM912SP25

Katalognummer

Artikelnum Materiale Finish Flange

mer Thickness (FT)

172180 Spring Steel nVent CADDY 8-14 mm
Armour

170070 Spring Steel nVent CADDY 14-20 mm
Armour

179740 Stainless Steel 301 14-20 mm

(EN 1.4310)

175760 Spring Steel nVent CADDY 14 -20 mm

Armour
Table 2/2

Artikelnummer

Static Load 2 (F2)

Static Load 3 (F3)

Rod Size Static Load 1
(RS) (F1)

6 450N

6 450N

6 200N

6 450N

Certificeringer

EM1318 170075 TT70N 330N cUL, UL
EM24 170050 T170N 330N ITB, CE, 4H, EM, EBC
EM24S1 179720 T170N 200N
EM24SP25 172170 110N 330N CE, 4H, EM, EBC
EM58 170060 110N 330N ITB, CE, 4H, EM, EBC
EM58R5 191027 T71T0N 330N CE, 4H, EM, EBC
EM58S1 179730 T10N 200N
EM58SP25 172180 TT70N 330N CE, 4H, EM, EBC
EM912 170070 TT0N 330N ITB, CE, 4H, EM, EBC
EM912S1 179740 17170N 200N
EM912SP25 175760 110N 330N CE, 4H, EM, EBC
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ADVARSEL

nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og treeningsmaterialer.
Vejledninger er tilgeengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,
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fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,
materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.
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