\/

TS
ﬂ\/ent | CADDY We connect and protect

Improved nVent CADDY Cat HP J-Hook Mod

Clip with C Purlin Clip

The Improved nVent CADDY Cat HP Mod Clip J-Hook with
C Purlin Clip allows for hammer-on or floor installation
with the VAFT tool, ultimately simplifying the process.
Enhance cable management with the stability and

customization options from the C Purlin Clip while
minimizing inventory impact and providing ultimate
l flexibility on the job.
FUNKTIONER
[
‘ @ Hammer-on or install from the floor with the VAFT tool

| No screws, rivets or special tools required for assembly

, L‘ Works with nVent J-Hook Versa-Mount technology from
| ; nVent CADDY
t\ \
@
SPECIFIKATIONER
Katalognummer Artikelnummer  Finish Materiale Flange Thickness (FT) Static Load
CATHPMVF14 186080 nVent CADDY Armour Spring Steel  1.50-6.35 mm 712N
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https://devinstance.nvent.com/da-dk/caddy/products/efscathpmvf14
https://www.nvent.com/caddy

DIAGRAMS

ADVARSEL

-

nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og traeningsmaterialer.

Vejledninger er tilgaengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,

fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,

materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.
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+31 800-0200135
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