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TBHS Bendable Round Duct Fixing with Sound

Reducer, V-Shape

FUNKTIONER

Includes holes for pop-rivet connection

SPECIFIKATIONER

Table 1/2
Katalognummer  Artikelnumm Materiale Finish Hole Size 1 Hole Size 2 Hole Size 3
er (HS1) (HS2) (HS3)
TBHS 597575 Stal, EPDM-SBR Electrogalvaniz 8.4 mm 8.5 mm 4.2mm
Rubber ed
Table 2/2
Katalognummer Artikelnummer Height (H) Width (W) Thickness (T) X
TBHS 597575 95 mm 40 mm 2 mm 8.5x 20 mm
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nVent-produkter skal kun installeres og anvendes som angivet i nVents produktvejledninger og traeningsmaterialer.

Vejledninger er tilgaengelige pd www.nvent.com og hos din nVent kundeservicerepraesentant. Forkert installation, misbrug,

fejlanvendelse eller anden undladelse af fuldt ud at fglge nVents instruktioner og advarsler kan medfgre funktionsfejl,

materielle skader, alvorlige personskader eller dgd og/eller ugyldigggre din garanti.

North America
+1.800.753.9221

Option 1 — Customer Care
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Support
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Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404
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their respective owners. nVent reserves the right to change specifications without notice.
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