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Low Voltage Mounting Plate for New

Construction, 2 Gang

CATALOG NUMBER

MP2S

FEATURES

Provides a bracket for mounting low voltage Class 2
communication outlets

Reduces bulges in the dry wall caused by plaster rings

May be installed to the front or the side of the metal or
wood stud

Side support provides for a rigid installation

Attaches with self-tapping screws or nails

Works with wood or metal studs
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PRODUCT ATTRIBUTES

Material: Steel

Finish: Pregalvanized

Gang: 2

Drywall Thickness: 12.7 - 15.88 mm
Height (H): 114.3 mm

Width (W): 147.3 mm

A 67.7 mm

Hole Size 1 (HS1): 3.96 mm

Hole Size 2 (HS2): 4.75 mm

ADDITIONAL PRODUCT DETAILS

No load rating, for positioning only.
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WARNING
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nVent products shall be installed and used only as indicated in nVent's product instruction sheets and training materials.
Instruction sheets are available at www.nvent.com and from your nVent customer service representative. Improper
installation, misuse, misapplication or other failure to completely follow nVent's instructions and warnings may cause

product malfunction, property damage, serious bodily injury and death and/or void your warranty.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support
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Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404

©2026 nVent. All nVent marks and logos are owned or licensed by nVent Services GmbH or its affiliates. All other trademarks are the property of

their respective owners. nVent reserves the right to change specifications without notice.
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