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Improved nVent CADDY Cat HP J-Hook Mod

Clip with Z Purlin Clip, Swivel

Improved nVent CADDY Cat HP Mod Clip J-Hook with Z
Purlin Clip provides offers easy hammer-on installation
without the need for screws or special tools. Enjoy
enhanced stability and customization for efficient cable
management while gaining ultimate flexibility on the job
and minimizing inventory impact.

FEATURES
...... — Requires only a hammer to install
il o~ 4 Works with nVent J-Hook Versa-Mount technology from
¢ nVent CADDY
g) Two tabs lock onto nVent CADDY Cat HP components to
\J "‘ provide rigidity and stability
@

SPECIFICATIONS
Catalog Number Finish Material Flange Thickness (FT)  Static Load
CATHPM123 Pregalvanized, nVent CADDY Armour Steel, Spring Steel  1.52 -2.54 mm 445kg
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https://devinstance.nvent.com/en-ca/caddy/products/efscathpm123
https://www.nvent.com/caddy

DIAGRAMS

WARNING

FT

nVent products shall be installed and used only as indicated in nVent's product instruction sheets and training materials.

Instruction sheets are available at www.nvent.com and from your nVent customer service representative. Improper

installation, misuse, misapplication or other failure to completely follow nVent's instructions and warnings may cause

product malfunction, property damage, serious bodily injury and death and/or void your warranty.
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+31 800-0200135
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+33 800901 793
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800 1890272
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+31 13 5835404
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