
nVent CADDY Rod Lock Spring Steel Rod
Hanger with Shot-Fire Bracket

FEATURES

Suspends threaded rod without the need for additional hardware

Complete with shot-fire bracket and pre-assembled drive pin from DEWALT®

Quickly and easily attaches to concrete, steel or composite metal decking

Integrated pin installs easily using powder-actuated or single-shot gas-actuated tools

ICC-ES ESR-2024 evaluation report available for drive pin from DEWALT®

Easy "push-to-install" design allows installers to simply push the threaded rod through the mounting hole, instantly holding
it in position

Prefabricated assemblies easily lift and lock into place, helping to save time and money

Works with slightly damaged threads and minor burrs on threaded rod ends

Design includes a release mechanism that works with pliers

 

SPECIFICATIONS

Table 1/2

Catalog Number Material Finish Rod Size
(RS)

Height
(H)

Width
(W)

A

4QTIBSF Spring Steel,
Steel

nVent CADDY Armour,
Electrogalvanized

6 63.6 mm 67.4 mm 46.3
mm

Table 2/2

Catalog Number B Static Load

4QTIBSF 35.6 mm 300N

ADDITIONAL PRODUCT DETAILS
Uses DEWALT® part number DFD3374.

Static load was established based on a 1” (25.4 mm) embedment depth and 3,000 psi (20.68 MPa) lightweight concrete. For
variations in embedment and material please consult anchors.dewalt.com.
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Pre-assembled drive pin from DEWALT® works with DEWALT® P1000, P2201, P3500/PA3500, P35s, P60, P7201, T1000,
Sniper; Hilti® DX2, DX35, DX350/DX351/DX36M, DX400, DX460/DX5, DXA40, DXA41, DXE37,​ DXE72; Ramset® 721, Cobra,
D45, M70, SA270, Viper/Viper4 or equivalent nailers.

DIAGRAMS

WARNING
nVent products shall be installed and used only as indicated in nVent's product instruction sheets and training materials.
Instruction sheets are available at www.nvent.com and from your nVent customer service representative. Improper
installation, misuse, misapplication or other failure to completely follow nVent's instructions and warnings may cause
product malfunction, property damage, serious bodily injury and death and/or void your warranty.
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