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Vertical Adjustable Coupler

FEATURES
Provides high-strength joint with SPEEDWAY Cable Ladder
profile
j ) Integral hinge allows simple vertical cable ladder joint
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SPECIFICATIONS
Catalog Number Article Number Material  Finish Angle (a) A B c
CLSW4VACGA 842030 Steel Hot-Dip Galvanized 0-90° 150 mm  62mm 2mm
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DIAGRAMS

WARNING

p
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nVent products shall be installed and used only as indicated in nVent's product instruction sheets and training materials.

Instruction sheets are available at www.nvent.com and from your nVent customer service representative. Improper

installation, misuse, misapplication or other failure to completely follow nVent's instructions and warnings may cause

product malfunction, property damage, serious bodily injury and death and/or void your warranty.
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