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VF-Ti/T Rod to C-Purlin Clip

We connect and protect

FEATURES

Hammer-on or install from the floor with the VAFT tool

Provides an attachment for nVent CADDY Speed Link
assemblies, wire, S-hooks, or chain from purlin and bar

joist

Material: Steel
Finish: nVent CADDY Armour

SPECIFICATIONS
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Catalog Number Article Hole Size
Number (HS)
VE14M10TI 10 mm
VFET14M6TI 179070 6 mm
VF14M8TI 179065 8 mm

Hole
Type

Threaded
Threaded

Threaded

Flange Thickness
(FT)

1.5-6mm
1.5-6mm

1.5-6mm

Height
(H)

132 mm
1770 mm

17170 mm

Static
Load

700N
700N

700N

Certification
s

cUL, UL
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https://devinstance.nvent.com/en-nz/caddy/products/efsvf14m10ti
https://devinstance.nvent.com/en-nz/caddy/products/efsvf14m6ti
https://devinstance.nvent.com/en-nz/caddy/products/efsvf14m8ti
https://www.nvent.com/caddy

DIAGRAMS
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nVent products shall be installed and used only as indicated in nVent's product instruction sheets and training materials.
Instruction sheets are available at www.nvent.com and from your nVent customer service representative. Improper
installation, misuse, misapplication or other failure to completely follow nVent's instructions and warnings may cause
product malfunction, property damage, serious bodily injury and death and/or void your warranty.
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