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Wire Basket Tray Ceiling Support, 150 mm,

Black, Pregalvanized

REFERENCE CATALOGUE

WBTCLSPRT6BA

In the evolving landscape of cable management, the nVent
CADDY Wire Basket Tray Ceiling Support is a simple and
efficient alternative to traditional strut trapeze systems for
wire basket tray installations. Engineered for simplicity
and strength, this support solution not only anchors wire
basket trays securely to the ceiling but also doubles as a
splice point—making it a dual-function component that
enhances both structural integrity and installation
efficiency.

Compatible with varying nVent CADDY Wire Basket Tray
sizes, the ceiling support is precision-engineered to handle
the weight of the trays with confidence. Its pre-punched
design simplifies mounting with standard fasteners. Its
compatibility with various finishes—including pre-
galvanized, zinc electroplate, and powder coat
options—adds aesthetic and functional versatility to any
project.

FONCTIONS

Use as a center support or support provisioned from both
ends

Designed to be used with the nVent CADDY Wire Basket
Tray Ground Splice and nVent CADDY Wire Basket Tray
Splice Kit

Supported with 3/8 or % in threaded rod
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ATTRIBUTS DU PRODUIT

Matériau: Acier
Finition: Prégalvanisé
Couleur: Noir

Hauteur (H): 15.75 mm
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Largeur (W): 41.4 mm
Longueur (L): 238.404mm
Taille de trou (HS): 13.49 mm

Poids unitaire: 0.249 kg

DIAGRAMMES

AVERTISSEMENT

Les produits nVent doivent étre installés et utilisés uniqguement comme indiqué dans les feuilles d'instructions et les

documents de formation de nVent. Les feuilles d'instructions sont disponibles sur www.nvent.com et aupres de votre
représentant du service client nVent. Une installation incorrecte, une mauvaise utilisation, une mauvaise application ou tout
autre défaut de respect total des instructions et des avertissements de nVent peut entrainer une défaillance du produit, des
dommages matériels, des blessures corporelles graves et la mort et/ou annuler votre garantie.
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