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Wire Basket Tray C Bracket

Engineered for efficiency and adaptability, the nVent
CADDY Wire Basket Tray C Bracket is a fast and simple
component of modern cable management systems.
Designed to streamline installation processes, this bracket
excels in both hard-ceiling and two-tier wall mounting
scenarios, offering contractors a reliable and time-saving
solution for complex environments

The C Bracket ensures that high-performance, low-voltage
and data cables are securely supported with minimal
effort. Simply pair with the nVent CADDY Wire Basket Tray
Washer Support or nVent CADDY Wire Basket Tray Ground
Splice and quickly fasten it to the wire basket tray to
create a robust framework for layered tray runs. This
combination not only enhances structural integrity but

also provides the flexibility needed for multi-tiered
installations, accommodating evolving infrastructure
demands without compromising safety or performance.

FUNKSJONER

Easy-to-use quick connect feature

Designed to be used with the nVent CADDY Wire Basket
Tray Washer Support and nVent CADDY Wire Basket Tray
Ground Splice

Side load access for cable installation
Ideal for ceiling, wall and channel installations

Side load access for simple cable installation

Materiale: Stal
Overflate: Elektrogalvanisert C €

SPESIFIKASJONER

Katalognummer Farge Hgyde (H) Bredde (W) Lengde (L) Lengde1(L1) Hullstgrrelse (HS) Enhetsvekt

WBTCBRKT12 200.03mm 41.4mm 350.52mm  139.7 mm 7.137 mm 1.025 kg
WBTCBRKT12BA  Svart  200.03mm 41.4 mm 350.52mm  139.7 mm 7.137 mm 1.025 kg
WBTCBRKT18 200.03mm 41.4mm 499.1Tmm  139.7 mm 7.137 mm 1.27 kg
WBTCBRKT18BA Svart  200.08 mm 41.4 mm 499.1Tmm 139.7 mm 7.137 mm 1.27 kg
WBTCBRKT4 200.03 mm 41.4 mm 151.9177mm  139.7 mm 7.137 mm 0.708 kg
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https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt12
https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt12ba
https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt18
https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt18ba
https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt4
https://www.nvent.com/caddy

Katalognummer Farge Hgyde (H) Bredde (W) Lengde (L) Lengde1(L1) Hullstgrrelse (HS) Enhetsvekt

WBTCBRKT4BA Svart  200.03mm 41.4 mm 151.917mm  139.7 mm 7.137 mm 0.708 kg
WBTCBRKT6 200.08 mm 41.4 mm 207.93mm 139.7 mm 7.137 mm 0.789 kg
WBTCBRKT6BA Svart  200.03mm 41.4mm 201.93mm 139.7 mm 7.137 mm 0.789 kg
WBTCBRKT8 200.03 mm 41.4 mm 257.46mm 139.7 mm 7.137 mm 0.866 kg
WBTCBRKT8BA Svart  200.03mm 41.4mm 257.46mm 139.7 mm 7.137 mm 0.866 kg
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ADVARSEL

nVent-produkter ma installeres og brukes bare som beskrevet i nVent sine instruksjonsark og opplaeringsmateriell.
Instruksjonsark er tilgjengelig pd www.nvent.com og fra din nVent kundeservice-representant. Ukorrekt installasjon, misbruk,

feilaktig anvendelse eller annen manglende etterlevelse av nVent sine instruksjoner og advarsler kan fgre til produktfeil,
skade pa eiendom, alvorlige personskader og dgd og/eller gjgre garantien ugyldig.
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https://devinstance.nvent.com/no-no/caddy/products/efswbtcbrkt6ba
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