
Wire Basket Tray Center Support

The nVent CADDY Wire Basket Tray Center Support is a
simple and efficient way to support wire basket trays from
a single threaded rod. The offset center tube helps ensure
the tray is centered and secured, enhancing both
structural integrity and improving project efficiency.
Designed for light-duty cable support projects, installation
is easy—simply hold the Center Support parallel to the tray,
then turn perpendicular until you hear the Center Support
lock into place.

Compatible with varying nVent CADDY Wire Basket Tray
sizes, the ceiling support is precision-engineered to handle
the weight of the trays with confidence. Its pre-punched
design simplifies mounting with standard fasteners. Its
compatibility with various finishes—including pre-
galvanized, zinc electroplate, and powder coat
options—adds aesthetic and functional versatility to any
project.

FUNKSJONER

Use as a central support when hanging with threaded rod

Designed to be used with the nVent CADDY Wire Basket
Tray Splice Kit

Supported with 3/8 or ½ in threaded rod

Materiale: Stål

Overflate: Elektrogalvanisert

SPESIFIKASJONER

Katalognummer Farge Høyde (H) Bredde (W) Lengde (L) Hullstørrelse (HS) Enhetsvekt

WBTCTSPRT12 193.55 mm 41.4 mm 292.176mm 15.75 mm 1.225 kg

WBTCTSPRT4 193.55 mm 41.4 mm 105.156mm 15.75 mm 0.7 kg

WBTCTSPRT4BA Svart 193.55 mm 41.4 mm 105.156mm 15.75 mm 0.7 kg

WBTCTSPRT6 193.55 mm 41.4 mm 147.777mm 15.75 mm 0.816 kg

WBTCTSPRT8 193.55 mm 41.4 mm 190.551mm 15.75 mm 0.907 kg

 
We connect and protect
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https://devinstance.nvent.com/no-no/caddy/products/efswbtctsprt12
https://devinstance.nvent.com/no-no/caddy/products/efswbtctsprt4
https://devinstance.nvent.com/no-no/caddy/products/efswbtctsprt4ba
https://devinstance.nvent.com/no-no/caddy/products/efswbtctsprt6
https://devinstance.nvent.com/no-no/caddy/products/efswbtctsprt8
https://www.nvent.com/caddy


DIAGRAMMER

ADVARSEL
nVent-produkter må installeres og brukes bare som beskrevet i nVent sine instruksjonsark og opplæringsmateriell.
Instruksjonsark er tilgjengelig på www.nvent.com og fra din nVent kundeservice-representant. Ukorrekt installasjon, misbruk,
feilaktig anvendelse eller annen manglende etterlevelse av nVent sine instruksjoner og advarsler kan føre til produktfeil,
skade på eiendom, alvorlige personskader og død og/eller gjøre garantien ugyldig.
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