
HD NI Heavy Duty zacisk rurowy, ogień /
zraszacz

FUNKCJE

Spawana nakrętka łącząca, ma płaskie powierzchnie,
umożliwiające użycie klucza

Materiał: Stal

   

SPECYFIKACJE
Table 1/4

Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrzna
średnica (OD)

NB/D
N

Rozmiar pręta
(RS)

HDN024HD 575002 Tak Cynkowane
ogniowo

20 - 24 mm 15 M8, M10

HDN030 577003 Tak Ocynkowane
galwanicznie

25 - 30 mm 20 M8, M10

HDN035 577004 Tak Ocynkowane
galwanicznie

31 - 35 mm 25 M8, M10

HDN045HD 575006 Tak Cynkowane
ogniowo

40 - 45 mm 32 M8, M10

HDN059 577008 Tak Ocynkowane
galwanicznie

54 - 59 mm M8, M10

 
We connect and protect
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Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrznaśrednica
(OD)

NB/D
N

Rozmiar pręta
(RS)

HDN059HD 575008 Tak Cynkowane
ogniowo

54 - 59 mm M8, M10

HDN102 577014 Tak Ocynkowane
galwanicznie

95 - 102 mm M10, M12

HDN108 577015 Tak Ocynkowane
galwanicznie

102 - 108 mm M10, M12

HDN129HD 575018 Tak Cynkowane ogniowo 124 - 129 mm M10, M12

HDN140 577019 Tak Ocynkowane
galwanicznie

133 - 140 mm M10, M12

HDN155 577021 Tak Ocynkowane
galwanicznie

149 - 155 mm M12, M16

HDN173 577023 Tak Ocynkowane
galwanicznie

167 - 173 mm 150 M12, M16

HDN173HD 575023 Tak Cynkowane ogniowo 167 - 173 mm 150 M12, M16

HDN182 577024 Tak Ocynkowane
galwanicznie

176 - 182 mm M12, M16

HDN205 577026 Tak Ocynkowane
galwanicznie

199 - 205 mm M12, M16

HDN216 577027 Tak Ocynkowane
galwanicznie

207 - 216 mm M12, M16

HDN226 577028 Tak Ocynkowane
galwanicznie

219 - 226 mm 200 M12, M16

HDN226HD 575028 Tak Cynkowane ogniowo 219 - 226 mm 200 M12, M16

HDN236 577029 Tak Ocynkowane
galwanicznie

227 - 236 mm M16, M20

HDN316 577068 Tak Ocynkowane
galwanicznie

305 - 316 mm M16, M20

Table 2/4

Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrzna
średnica (OD)

NB/D
N

Rozmiar pręta
(RS)

HDN020EG 579042 Tak Ocynkowane
galwanicznie

26 - 31 mm 20 M8, M10

HDN020G 579122 Tak GEOMET® 321 26 - 31 mm 20 M8, M10

HDN025EG 579043 Tak Ocynkowane
galwanicznie

31 - 37 mm M8, M10

HDN025G 579123 Tak GEOMET® 321 31 - 37 mm M8, M10

HDN032EG 579044 Tak Ocynkowane
galwanicznie

38 - 44 mm 32 M8, M10
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Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrznaśrednica
(OD)

NB/D
N

Rozmiar pręta
(RS)

HDN032G 579124 Tak GEOMET® 321 38 - 44 mm 32 M8, M10

HDN040EG 579045 Tak Ocynkowane
galwanicznie

46 - 53 mm 40 M8, M10

HDN040G 579125 Tak GEOMET® 321 46 - 53 mm 40 M8, M10

HDN047EG 579046 Tak Ocynkowane
galwanicznie

54 - 60 mm M8, M10

HDN047G 579126 Tak GEOMET® 321 54 - 60 mm M8, M10

HDN050EG 579047 Tak Ocynkowane
galwanicznie

60 - 68 mm 50 M8, M10

HDN050G 579127 Tak GEOMET® 321 60 - 68 mm 50 M8, M10

HDN060EG 579048 Tak Ocynkowane
galwanicznie

66 - 73 mm M8, M10

HDN060G 579128 Tak GEOMET® 321 66 - 73 mm M8, M10

HDN065EG 579049 Tak Ocynkowane
galwanicznie

74 - 81 mm 65 M10, M12

HDN065G 579129 Tak GEOMET® 321 74 - 81 mm 65 M10, M12

HDN075EG 579051 Tak Ocynkowane
galwanicznie

82 - 88 mm M10, M12

HDN075G 579131 Tak GEOMET® 321 82 - 88 mm M10, M12

HDN080EG 579052 Tak Ocynkowane
galwanicznie

88 - 97 mm 80 M10, M12

HDN080G 579132 Tak GEOMET® 321 88 - 97 mm 80 M10, M12

Table 3/4

Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrzna
średnica (OD)

NB/D
N

Rozmiar pręta
(RS)

HDN085EG 579053 Tak Ocynkowane
galwanicznie

93 - 100 mm M10, M12

HDN085G 579133 Tak GEOMET® 321 93 - 100 mm M10, M12

HDN095EG 579054 Tak Ocynkowane
galwanicznie

101 - 109 mm M10, M12

HDN095G 579134 Tak GEOMET® 321 101 - 109 mm M10, M12

HDN100EG 579055 Tak Ocynkowane
galwanicznie

110 - 118 mm 100 M10, M12

HDN100G 579135 Tak GEOMET® 321 110 - 118 mm 100 M10, M12

HDN110EG 579056 Tak Ocynkowane
galwanicznie

116 - 126 mm M10, M12

HDN110G 579136 Tak GEOMET® 321 116 - 126 mm M10, M12
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Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrznaśrednica
(OD)

NB/D
N

Rozmiar pręta
(RS)

HDN120EG 579057 Tak Ocynkowane
galwanicznie

130 - 141 mm M12, M16

HDN120G 579137 Tak GEOMET® 321 130 - 141 mm M12, M16

HDN125EG 579058 Tak Ocynkowane
galwanicznie

136 - 147 mm 125 M12, M16

HDN125G 579138 Tak GEOMET® 321 136 - 147 mm 125 M12, M16

HDN140EG 579059 Tak Ocynkowane
galwanicznie

144 - 154 mm M12, M16

HDN140G 579139 Tak GEOMET® 321 144 - 154 mm M12, M16

HDN150EG 579061 Tak Ocynkowane
galwanicznie

160 - 169 mm 150 M12, M16

HDN150G 579141 Tak GEOMET® 321 160 - 169 mm 150 M12, M16

HDN180EG 579062 Tak Ocynkowane
galwanicznie

170 - 180 mm M12, M16

HDN180G 579142 Tak GEOMET® 321 170 - 180 mm M12, M16

HDN190EG 579063 Tak Ocynkowane
galwanicznie

202 - 214 mm M12, M16

HDN190G 579143 Tak GEOMET® 321 202 - 214 mm M12, M16

Table 4/4

Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrzna
średnica (OD)

NB/D
N

Rozmiar pręta
(RS)

HDN200EG 579064 Tak Ocynkowane
galwanicznie

219 - 230 mm 200 M12, M16

HDN200G 579144 Tak GEOMET® 321 219 - 230 mm 200 M12, M16

HDN250EG 579065 Tak Ocynkowane
galwanicznie

273 - 283 mm 250 M20

HDN250G 579145 Tak GEOMET® 321 273 - 283 mm 250 M20

HDN300EG 579066 Tak Ocynkowane
galwanicznie

317 - 333 mm 300 M20

HDN300G 579146 Tak GEOMET® 321 317 - 333 mm 300 M20

HDN350EG 579067 Tak Ocynkowane
galwanicznie

349 - 365 mm 350 M20

HDN350G 579147 Tak GEOMET® 321 349 - 365 mm 350 M20

HDN400EG 579068 Tak Ocynkowane
galwanicznie

395 - 411 mm 400 M20

HDN400G 579148 Tak GEOMET® 321 395 - 411 mm 400 M20

HDN450EG 579069 Tak Ocynkowane
galwanicznie

447 - 463 mm 450 M20
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Numer katalogowy Numer
artykułu

Nakrętka w
zestawie

Wykończenie Zewnętrznaśrednica
(OD)

NB/D
N

Rozmiar pręta
(RS)

HDN450G 579149 Tak GEOMET® 321 447 - 463 mm 450 M20

HDN500EG 579071 Tak Ocynkowane
galwanicznie

499 - 512 mm 500 M20

HDN500G 579151 Tak GEOMET® 321 499 - 512 mm 500 M20

HDN015EG 579041 Tak Ocynkowane
galwanicznie

18 - 23 mm 15 M8, M10

HDN015G 579121 Tak Ocynkowane
galwanicznie

18 - 23 mm 15 M8, M10

Table 1/4

Numer katalogowy Numer
artykułu

Szerokość
(W)

Grubość
(T)

Średnica
wkrętu (Sc)

Średnica wkrętu (jednostki
metryczne) (Sc)

Długość
wkrętu (L)

HDN024HD 575002 30 mm 2.5 mm 6 mm M6 30mm

HDN030 577003 30 mm 2.5 mm 6 mm M6 30mm

HDN035 577004 30 mm 2.5 mm 6 mm M6 30mm

HDN045HD 575006 30 mm 2.5 mm 6 mm M6 30mm

HDN059 577008 30 mm 2.5 mm 6 mm M6 30mm

HDN059HD 575008 30 mm 2.5 mm 6 mm M6 30mm

HDN102 577014 30 mm 3 mm 8 mm M8 40mm

HDN108 577015 30 mm 3 mm 8 mm M8 40mm

HDN129HD 575018 30 mm 3 mm 8 mm M8 40mm

HDN140 577019 40 mm 4 mm 8 mm M8 40mm

HDN155 577021 40 mm 4 mm 10 mm M10 40mm

HDN173 577023 40 mm 4 mm 10 mm M10 40mm

HDN173HD 575023 40 mm 4 mm 10 mm M10 40mm

HDN182 577024 40 mm 4 mm 10 mm M10 40mm

HDN205 577026 40 mm 4 mm 10 mm M10 40mm

HDN216 577027 40 mm 4 mm 10 mm M10 40mm

HDN226 577028 40 mm 4 mm 10 mm M10 40mm

HDN226HD 575028 40 mm 4 mm 10 mm M10 40mm

HDN236 577029 40 mm 4 mm 12 mm M12 40mm

HDN316 577068 40 mm 4 mm 12 mm M12 40mm

nVent.com/CADDY | 5

https://devinstance.nvent.com/pl-pl/caddy/products/efshdn450g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn024hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn030
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn035
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn045hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn059
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn059hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn102
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn108
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn129hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn155
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn173
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn173hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn182
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn205
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn216
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn226
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn226hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn236
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn316
https://www.nvent.com/caddy


Table 2/4

Numer katalogowy Numer
artykułu

Szerokość
(W)

Grubość
(T)

Średnica
wkrętu (Sc)

Średnica wkrętu (jednostki
metryczne) (Sc)

Długość
wkrętu (L)

HDN020EG 579042 25 mm 2 mm 8 mm M8 25mm

HDN020G 579122 25 mm 2 mm 8 mm M8 25mm

HDN025EG 579043 25 mm 2 mm 8 mm M8 25mm

HDN025G 579123 25 mm 2 mm 8 mm M8 25mm

HDN032EG 579044 25 mm 2 mm 8 mm M8 25mm

HDN032G 579124 25 mm 2 mm 8 mm M8 25mm

HDN040EG 579045 25 mm 2 mm 8 mm M8 25mm

HDN040G 579125 25 mm 2 mm 8 mm M8 25mm

HDN047EG 579046 25 mm 2 mm 8 mm M8 25mm

HDN047G 579126 25 mm 2 mm 8 mm M8 25mm

HDN050EG 579047 25 mm 2 mm 8 mm M8 25mm

HDN050G 579127 25 mm 2 mm 8 mm M8 25mm

HDN060EG 579048 25 mm 2 mm 8 mm M8 25mm

HDN060G 579128 25 mm 2 mm 8 mm M8 25mm

HDN065EG 579049 30 mm 3 mm 8 mm M8 25mm

HDN065G 579129 30 mm 3 mm 8 mm M8 25mm

HDN075EG 579051 30 mm 3 mm 8 mm M8 25mm

HDN075G 579131 30 mm 3 mm 8 mm M8 25mm

HDN080EG 579052 30 mm 3 mm 8 mm M8 25mm

HDN080G 579132 30 mm 3 mm 8 mm M8 25mm

Table 3/4

Numer katalogowy Numer
artykułu

Szerokość
(W)

Grubość
(T)

Średnica
wkrętu (Sc)

Średnica wkrętu (jednostki
metryczne) (Sc)

Długość
wkrętu (L)

HDN085EG 579053 30 mm 3 mm 8 mm M8 25mm

HDN085G 579133 30 mm 3 mm 8 mm M8 25mm

HDN095EG 579054 30 mm 3 mm 8 mm M8 25mm

HDN095G 579134 30 mm 3 mm 8 mm M8 25mm

HDN100EG 579055 30 mm 3 mm 10 mm M10 40mm

HDN100G 579135 30 mm 3 mm 10 mm M10 40mm

HDN110EG 579056 30 mm 3 mm 10 mm M10 40mm

HDN110G 579136 30 mm 3 mm 10 mm M10 40mm

HDN120EG 579057 40 mm 4 mm 10 mm M10 40mm

HDN120G 579137 40 mm 4 mm 10 mm M10 40mm
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Numer katalogowy Numer
artykułu

Szerokość
(W)

Grubość
(T)

Średnica
wkrętu (Sc)

Średnica wkrętu (jednostki
metryczne) (Sc)

Długość
wkrętu (L)

HDN125EG 579058 40 mm 4 mm 12 mm M12 40mm

HDN125G 579138 40 mm 4 mm 12 mm M12 40mm

HDN140EG 579059 40 mm 4 mm 12 mm M12 40mm

HDN140G 579139 40 mm 4 mm 12 mm M12 40mm

HDN150EG 579061 40 mm 4 mm 12 mm M12 40mm

HDN150G 579141 40 mm 4 mm 12 mm M12 40mm

HDN180EG 579062 40 mm 4 mm 12 mm M12 40mm

HDN180G 579142 40 mm 4 mm 12 mm M12 40mm

HDN190EG 579063 40 mm 4 mm 12 mm M12 40mm

HDN190G 579143 40 mm 4 mm 12 mm M12 40mm

Table 4/4

Numer katalogowy Numer
artykułu

Szerokość
(W)

Grubość
(T)

Średnica
wkrętu (Sc)

Średnica wkrętu (jednostki
metryczne) (Sc)

Długość
wkrętu (L)

HDN200EG 579064 40 mm 4 mm 12 mm M12 40mm

HDN200G 579144 40 mm 4 mm 12 mm M12 40mm

HDN250EG 579065 50 mm 5 mm 16 mm M16 60mm

HDN250G 579145 50 mm 5 mm 16 mm M16 60mm

HDN300EG 579066 50 mm 5 mm 16 mm M16 60mm

HDN300G 579146 50 mm 5 mm 16 mm M16 60mm

HDN350EG 579067 50 mm 5 mm 16 mm M16 60mm

HDN350G 579147 50 mm 5 mm 16 mm M16 60mm

HDN400EG 579068 60 mm 6 mm 16 mm M16 60mm

HDN400G 579148 60 mm 6 mm 16 mm M16 60mm

HDN450EG 579069 60 mm 6 mm 16 mm M16 60mm

HDN450G 579149 60 mm 6 mm 16 mm M16 60mm

HDN500EG 579071 60 mm 6 mm 16 mm M16 60mm

HDN500G 579151 60 mm 6 mm 16 mm M16 60mm

HDN015EG 579041 25 mm 2 mm 8 mm M8 25mm

HDN015G 579121 25 mm 2 mm 8 mm M8 25mm

Table 1/4

Numer katalogowy Numer
artykułu

Obciążenie
statyczne

Certyfikaty

HDN024HD 575002 2000N

HDN030 577003 2000N VdS G4090030, FM Approved, Pipe Hanger Components, ITB

nVent.com/CADDY | 7

https://devinstance.nvent.com/pl-pl/caddy/products/efshdn125eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn125g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn150eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn150g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn180eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn180g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn190eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn190g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn200eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn200g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn250eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn250g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn300eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn300g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn350eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn350g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn400eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn400g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn450eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn450g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn024hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn030
https://www.nvent.com/caddy


Numer katalogowy Numer
artykułu

Obciążenie
statyczne

Certyfikaty

HDN035 577004 2000N FM Approved, Pipe Hanger Components, VdS G4090030, ITB

HDN045HD 575006 2000N VdS G4090030, FM Approved, Pipe Hanger Components

HDN059 577008 2000N VdS G4090030, ITB

HDN059HD 575008 2000N VdS G4090030

HDN102 577014 3500N AON Fire Protection, BB019, pipe hangers, VdS G4090030, ITB

HDN108 577015 3500N VdS G4090030, ITB, AON Fire Protection, BB019, pipe hangers

HDN129HD 575018 5000N VdS G4090030

HDN140 577019 5000N ITB, AON Fire Protection, BB019, pipe hangers, VdS G4090030

HDN155 577021 5000N ITB, AON Fire Protection, BB019, pipe hangers, VdS G4090030

HDN173 577023 5000N AON Fire Protection, BB019, pipe hangers, FM Approved, Pipe Hanger
Components, VdS G4090030, ITB

HDN173HD 575023 5000N FM Approved, Pipe Hanger Components, VdS G4090030

HDN182 577024 8500N ITB

HDN205 577026 8500N ITB

HDN216 577027 8500N ITB

HDN226 577028 8500N ITB, VdS G4090030

HDN226HD 575028 8500N VdS G4090030

HDN236 577029 10000N ITB

HDN316 577068 10000N ITB

Table 2/4

Numer katalogowy Numer artykułu Obciążenie statyczne Certyfikaty

HDN020EG 579042 2000N FM Approved, Pipe Hanger Components

HDN020G 579122 2000N FM Approved, Pipe Hanger Components

HDN025EG 579043 2000N FM Approved, Pipe Hanger Components

HDN025G 579123 2000N FM Approved, Pipe Hanger Components

HDN032EG 579044 2000N FM Approved, Pipe Hanger Components

HDN032G 579124 2000N FM Approved, Pipe Hanger Components

HDN040EG 579045 2000N FM Approved, Pipe Hanger Components

HDN040G 579125 2000N FM Approved, Pipe Hanger Components

HDN047EG 579046 2000N

HDN047G 579126 2000N

HDN050EG 579047 2000N FM Approved, Pipe Hanger Components

HDN050G 579127 2000N FM Approved, Pipe Hanger Components

HDN060EG 579048 3500N
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https://devinstance.nvent.com/pl-pl/caddy/products/efshdn035
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn045hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn059
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn059hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn102
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn108
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn129hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn155
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn173
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn173hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn182
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn205
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn216
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn226
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn226hd
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn236
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn316
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn020eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn020g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn025eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn025g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn032eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn032g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn040eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn040g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn047eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn047g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn050eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn050g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn060eg
https://www.nvent.com/caddy


Numer katalogowy Numer artykułu Obciążenie statyczne Certyfikaty

HDN060G 579128 3500N

HDN065EG 579049 3500N FM Approved, Pipe Hanger Components

HDN065G 579129 3500N FM Approved, Pipe Hanger Components

HDN075EG 579051 3500N

HDN075G 579131 3500N

HDN080EG 579052 3500N FM Approved, Pipe Hanger Components

HDN080G 579132 3500N FM Approved, Pipe Hanger Components

Table 3/4

Numer katalogowy Numer artykułu Obciążenie statyczne Certyfikaty

HDN085EG 579053 3500N

HDN085G 579133 3500N

HDN095EG 579054 3500N FM Approved, Pipe Hanger Components

HDN095G 579134 3500N FM Approved, Pipe Hanger Components

HDN100EG 579055 3500N FM Approved, Pipe Hanger Components

HDN100G 579135 3500N FM Approved, Pipe Hanger Components

HDN110EG 579056 5000N

HDN110G 579136 5000N

HDN120EG 579057 5000N

HDN120G 579137 5000N

HDN125EG 579058 5000N FM Approved, Pipe Hanger Components

HDN125G 579138 5000N FM Approved, Pipe Hanger Components

HDN140EG 579059 5000N

HDN140G 579139 5000N

HDN150EG 579061 5000N FM Approved, Pipe Hanger Components

HDN150G 579141 5000N FM Approved, Pipe Hanger Components

HDN180EG 579062 8500N

HDN180G 579142 8500N

HDN190EG 579063 8500N

HDN190G 579143 8500N

Table 4/4

Numer katalogowy Numer artykułu Obciążenie statyczne Certyfikaty

HDN200EG 579064 8500N

HDN200G 579144 8500N

HDN250EG 579065 10000N
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https://devinstance.nvent.com/pl-pl/caddy/products/efshdn060g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn065eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn065g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn075eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn075g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn080eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn080g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn085eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn085g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn095eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn095g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn100eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn100g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn110eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn110g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn120eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn120g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn125eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn125g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn140g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn150eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn150g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn180eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn180g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn190eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn190g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn200eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn200g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn250eg
https://www.nvent.com/caddy


Numer katalogowy Numer artykułu Obciążenie statyczne Certyfikaty

HDN250G 579145 10000N

HDN300EG 579066 12500N

HDN300G 579146 12500N

HDN350EG 579067 12500N

HDN350G 579147 12500N

HDN400EG 579068 12500N

HDN400G 579148 12500N

HDN450EG 579069 12500N

HDN450G 579149 12500N

HDN500EG 579071 12500N

HDN500G 579151 12500N

HDN015EG 579041 2000N

HDN015G 579121 2000N

SCHEMATY

OSTRZEŻENIE
Produkty nVent powinny być instalowane i używane wyłącznie zgodnie z instrukcjami i materiałami szkoleniowymi nVent.
Instrukcje są dostępne na stronie www.nvent.com oraz u przedstawiciela działu obsługi klienta firmy nVent. Nieprawidłowa
instalacja, niewłaściwe użycie, niewłaściwe zastosowanie lub inne nieprzestrzeganie instrukcji i ostrzeżeń nVent może
spowodować nieprawidłowe działanie produktu, uszkodzenie mienia, poważne obrażenia ciała i śmierć i/lub utratę
gwarancji.
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https://devinstance.nvent.com/pl-pl/caddy/products/efshdn250g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn300eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn300g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn350eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn350g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn400eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn400g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn450eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn450g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn500g
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015eg
https://devinstance.nvent.com/pl-pl/caddy/products/efshdn015g
https://www.nvent.com/caddy


Ameryka Północna
+1.800.753.9221
Opcja 1 — obsługa klienta
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