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122-Ti/T Rod to Z Purlin Clip

CARACTERISTICAS

Hammer-on clip compensates for angle of purlin

Provides method for attaching rod to purlin

Material: Spring Steel @ U
Acabamento: nVent CADDY Armour C\ I'

ESPECIFICAGOES

Numero de catalogo Tamanho do orificio (HS) Espessura do flange (FT) B Static Load
1224TI 6.4 mm 1.6-6.4mm 14.3 mm Min 440N
1226T 9.5 mm 1.6-6.4mm 14.3 mm Min 440N
1226TI 9.5 mm 1.6-6.4mm 14.3 mm Min 440N
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https://devinstance.nvent.com/pt-br/caddy/products/efs1224ti
https://devinstance.nvent.com/pt-br/caddy/products/efs1226t
https://devinstance.nvent.com/pt-br/caddy/products/efs1226ti
https://www.nvent.com/caddy

DIAGRAMAS

AVISO

LFT

Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrugdo do produto e

materiais de treinamento da nVent. As fichas de instrucdo estéo disponiveis em www.nVent.com e com nossos

representantes de atendimento ao cliente nVent. A instalagdo inadequada, uso incorreto, aplicagdo incorreta ou outra falha

qualquer em seguir completamente as instrugdes e avisos da nVent podem levar ao mau funcionamento do produto, danos

a propriedade, lesdes corporais graves e morte, e/ou anular sua garantia.
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