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C-ES Cable to Vertical Flange Clamp

CARACTERISTICAS

Supports single run of cable

Attaches to beam flanges, angle iron, joists and other
structural supports

Material: Aco
Acabamento: Hot-Dip Galvanized

ESPECIFICAGOES

Numero de catalogo Numero do artigo Diametro externo (OD) A Torque (TQ)
C12ES 337000 6-12mm 43 mm 2N'm
C16ES 337010 12-16 mm 43 mm 2N'm
C20ES 337020 16-20 mm 43 mm 2N'm
C24ES 337030 20-24 mm 43 mm 2N'm
C28ES 337040 24 -28 mm 43 mm 2N'm
C32ES 337050 28-32mm 43 mm 2N'm
C36ES 337060 32-36 mm 43 mm 2N'm
C40ES 337070 36-40 mm 43 mm 2N'm
C44ES 337080 40 - 44 mm 43 mm 4 N'-m
C48ES 337090 44 - 48 mm 43 mm 4 N'-m
C52ES 337100 48 - 52 mm 43 mm 4 N'm
C56ES 337110 52 - 56 mm 43 mm 4 N'm
C60ES 337120 56 - 60 mm 43 mm 4 N-m
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https://devinstance.nvent.com/pt-pt/caddy/products/efsc12es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc16es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc20es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc24es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc28es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc32es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc36es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc40es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc44es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc48es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc52es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc56es
https://devinstance.nvent.com/pt-pt/caddy/products/efsc60es
https://www.nvent.com/caddy

Numero de catalogo Numero do artigo Diametro externo (OD) A Torque (TQ)

C64ES 337130 60 - 64 mm 43 mm 4 N'm

DETALHES ADICIONAIS DO PRODUTO

Screw is electrogalvanized on clamps that have an outer diameter of 40 mm or less.

DIAGRAMAS

AVISO

Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrugdo do produto e

materiais de treinamento da nVent. As fichas de instrugdo estdo disponiveis em www.nVent.com e com nossos
representantes de atendimento ao cliente nVent. A instalagcao inadequada, uso incorreto, aplicagéo incorreta ou outra falha
qualquer em seguir completamente as instrugdes e avisos da nVent podem levar ao mau funcionamento do produto, danos
a propriedade, lesdes corporais graves e morte, e/ou anular sua garantia.
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