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Heavy Duty Pipe Clamp

CARACTERISTICAS

For high static requirements in industrial construction

Suitable for fix point applications

Material: Aco
Acabamento: Painted;Red Oxide

ESPECIFICAGOES

Table 1/2
Numero de catdlogo Numero do Diametro NB/D Tamanho do Diametro do Comprimento do
artigo externo (OD) N orificio (HS) parafuso (Sc) parafuso (L)
SSG022R0O 574600 20.5-22 mm 15 6.6 mm 6 mm 20mm
SSG028RO 574610 26.5-28 mm 20 6.6 mm 6 mm 20mm
SSGO0359R0 574725 355-363 mm 22 mm 20 mm 80mm
SSGO35R0 574620 33-35mm 25 11 mm 10 mm 40mm
SSGO043R0O 574630 40 - 43 mm 32 11 mm 10 mm 40mm
SSG049R0O 574640 48 - 49 mm 40 TT mm 10 mm 40mm
SSGO6TRO 574650 57.0-60.3mm 50 1T mm 10 mm 40mm
SSGO77R0O 574660 75-77 mm 65 1T mm 10 mm 40mm
SSGO90RO 574670 88-90 mm 80 1T mm 10 mm 40mm
SSG115R0 574680 710-115mm 100 18 mm 16 mm 60mm
SSG141R0O 574685 139- 141 mm 125 18 mm 16 mm 60mm
SSG170R0O 574690 165-170 mm 150 18 mm 16 mm 60mm
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https://devinstance.nvent.com/pt-pt/caddy/products/efsssg022ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg028ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg0359ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg035ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg043ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg049ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg061ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg077ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg090ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg115ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg141ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg170ro
https://www.nvent.com/caddy

Numero de catalogo

SSG222R0
SSG276R0O
SSG327R0O

SSG410R0O

Numero de catalogo
SSG022R0O
SSG028RO
SSGO359R0
SSGO35R0
SSG043R0O
SSG049R0O
SSGO061RO
SSGO077R0O
SSGO90RO
SSG115R0
SSG141R0O
SSG170R0O
SSG222R0
SSG276R0O
SSG327R0O

SSG410RO

Numero do
artigo

574700
574710
574720

574730

Diametro
externo (OD)

216-222 mm
267 -276 mm
321-327 mm

403 - 4170 mm

Numero do artigo

574600

574610

574725

574620

574630

574640

574650

574660

574670

574680

574685

574690

574700

574710

574720

574730

DETALHES ADICIONAIS DO PRODUTO

NB/D Tamanho do Diametro do Comprimento do
N orificio (HS) parafuso (Sc) parafuso (L)
200 22 mm 20 mm 80mm
250 22 mm 20 mm 80mm
300 22 mm 20 mm 80mm
400 26 mm 24 mm 80mm

Table 2/2
Static Load Largura (W) Espessura (T) A
T000N 23 mm 3mm 46 mm
T000N 23 mm 3 mm 52 mm
2600N 60 mm 8 mm 427 mm
T000N 40 mm 4 mm 717 mm
T000N 40 mm 4 mm 79 mm
T7000N 40 mm 4 mm 85 mm
1800N 40 mm 4 mm 97 mm
T400N 40 mm 4 mm 113 mm
1200N 40 mm 4 mm 126 mm
2900N 50 mm 6 mm 167 mm
2500N 50 mm 6 mm 193 mm
2200N 50 mm 6 mm 222 mm
3600N 60 mm 8 mm 290 mm
3100N 60 mm 8 mm 344 mm
2800N 60 mm 8 mm 395 mm
4700N 70 mm 10 mm 492 mm

Static load refers to a complete set of Heavy Duty Pipe Clamps held in place with indicated screws per ISO 4014 and

corresponding hex nuts per ISO 4032 (for further information, please refer to Standard SSG 7075E).
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https://devinstance.nvent.com/pt-pt/caddy/products/efsssg276ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg327ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg410ro
https://devinstance.nvent.com/pt-pt/caddy/products/efsssg022ro
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https://devinstance.nvent.com/pt-pt/caddy/products/efsssg090ro
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DIAGRAMAS

AVISO

Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrugdo do produto e

materiais de treinamento da nVent. As fichas de instrucdo estéo disponiveis em www.nVent.com e com nossos
representantes de atendimento ao cliente nVent. A instalagdo inadequada, uso incorreto, aplicagdo incorreta ou outra falha
qualquer em seguir completamente as instrugdes e avisos da nVent podem levar ao mau funcionamento do produto, danos
a propriedade, lesdes corporais graves e morte, e/ou anular sua garantia.
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