
Metal Pressure Clip, Fire-Rated

CARACTERISTICAS

Includes insert for E30 fire rating according to DIN 4102-
12

Ideal for smaller runs of cables

Flexible clip retains shape and allows for cables to be
inserted after installation

Rounded edges help prevent cable damage

Cables are neatly installed providing a consistent and
professional appearance

Low profile allows for installations in tight spaces

Material: Spring Steel

Acabamento: nVent CADDY Armour

ESPECIFICAÇÕES

Número de catálogo Número do artigo Tamanho do orifício (HS) Length (L)

PKM10H6IN 182048 7.2 mm 171.5mm

PKM16H6IN 182049 7.2 mm 233.5mm

DETALHES ADICIONAIS DO PRODUTO
Fire rating test conducted with cable types listed. Equivalent halogen free safety cable can be used according to national
guidelines.

 
We connect and protect

nVent.com/CADDY | 1

https://devinstance.nvent.com/pt-pt/caddy/products/efspkm10h6in
https://devinstance.nvent.com/pt-pt/caddy/products/efspkm16h6in
https://www.nvent.com/caddy


E30 Fire Rating Power Cable Capacity

Eucasafe (N)HXCH FE 180 E30

Part Number Number of Cores Core Cross Section Cable Diameter Number of Cables

PKM10H6IN

4 1.5 mm² 12.5 mm 8 Max

3 1.5 mm² 11.8 mm 8 Max

2 1.5 mm² 11.4 mm 8 Max

PKM16H6IN

4 1.5 mm² 12.5 mm 12 Max

3 1.5 mm² 11.8 mm 12 Max

2 1.5 mm² 11.4 mm 14 Max

E30 Fire Rating Data Cable Capacity

Eucasafe JE-H(St) Bd FE 180 E30

Part Number Number of Wire Pairs Wire Diameter Cable Diameter Number of Cables

PKM10H6IN
2 0.8 mm 6.6 mm 14 Max

4 0.8 mm 8.8 mm 10 Max

PKM16H6IN
2 0.8 mm 6.6 mm 24 Max

4 0.8 mm 8.8 mm 18 Max

DIAGRAMAS

AVISO
Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrução do produto e
materiais de treinamento da nVent. As fichas de instrução estão disponíveis em www.nVent.com e com nossos
representantes de atendimento ao cliente nVent. A instalação inadequada, uso incorreto, aplicação incorreta ou outra falha
qualquer em seguir completamente as instruções e avisos da nVent podem levar ao mau funcionamento do produto, danos
à propriedade, lesões corporais graves e morte, e/ou anular sua garantia.
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América do Norte
+1 800 753 9221
Opção 1 – Apoio ao cliente
Opção 2 – Assistência
técnica

 

Europa
Países Baixos:
+31 800-0200135
França:
+33 800 901 793

 

Europa
Alemanha:
800 1890272
Outros países:
+31 13 5835404

 

APAC
Xangai:
+ 86 21 2412 1618/19
Sydney:
+61 2 9751 8500
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