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RS Retrofit Retainer Strap

The nVent CADDY RS Retrofit Retainer Strap is designed to
assist in the securement of beam clamps and other
flanges to metal structures. Due to the post-installation
function, the RS Retrofit Retainer Strap can be added to
pre-existing hanging systems without dismantling any
clamps or threaded rods already in place. With a teardrop-
shaped opening to lock onto the rod, contractors can be

p——— confident that components will not shift during installation
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=R T Ideal for both new and existing applications
@ = I e Designed for use with the nVent CADDY Beam Clamps and

Accessories
Can be secured to either the set screw or threaded rod

Large teardrop-shaped opening is compatible with multiple
threaded rod diameters, significantly reducing inventory

Provides a secure attachment in seismic zones and
complies with NFPA® requirements

Material: Aco @ @
Acabamento: Pregalvanized ¢

ESPECIFICAGOES

Numero de catalogo Numero do Length  Largura Espessura Tamanho da Tamanho do A
artigo (L) (W) (T haste (RS) orificio (HS)

RS06 590250 165.Tm  445mm 1.5mm M10,M12, M16,  28.6 mm 82.3
m M20 mm

RS08 590251 2159m  445mm 1.5mm M10,M12, M16,  28.6 mm 82.3
m M20 mm

RS10 590252 266.7m 445 mm 1.5mm M10,M12, M16,  28.6 mm 82.3
m M20 mm

RS12 590253 317.5m 445mm 1.5mm M10,M12, M16,  28.6 mm 82.3
m M20 mm

RS14 590254 368.3m 445mm 1.5mm M10,M12, M16,  28.6 mm 82.3
m M20 mm
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https://devinstance.nvent.com/pt-pt/caddy/products/efsrs06
https://devinstance.nvent.com/pt-pt/caddy/products/efsrs08
https://devinstance.nvent.com/pt-pt/caddy/products/efsrs10
https://devinstance.nvent.com/pt-pt/caddy/products/efsrs12
https://devinstance.nvent.com/pt-pt/caddy/products/efsrs14
https://www.nvent.com/caddy

Numero de catalogo Numero do Length

artigo
RS16 590255
RS18 590256

(L)
419.1m

469.9m

DETALHES ADICIONAIS DO PRODUTO

Largura
(W)

445 mm

445 mm

Espessura Tamanho da

Tamanho do A

(T) haste (RS) orificio (HS)

1.5 mm M10, M12, M16, 28.6 mm 82.3
M20 mm

1.5 mm M10, M12, M16, 28.6 mm 82.3
M20 mm

Add 2" to width of flange to determine minimum length strap required.
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Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrugdo do produto e
materiais de treinamento da nVent. As fichas de instrucdo estéo disponiveis em www.nVent.com e com nossos
representantes de atendimento ao cliente nVent. A instalagdo inadequada, uso incorreto, aplicagéo incorreta ou outra falha

qualquer em seguir completamente as instrugdes e avisos da nVent podem levar aoc mau funcionamento do produto, danos

a propriedade, lesdes corporais graves e morte, e/ou anular sua garantia.

América do Norte

+1 800 753 9221

Opgao 1 — Apoio ao cliente
Opgao 2 — Assisténcia
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