\/

TS
ﬂ\/ent | CADDY We connect and protect

SIT CLIM Insulated Pipe Clamp with Rubber

Ends

CARACTERISTICAS

Pre-mounted with steel two screw pipe clamp
Fire rating B2 acc. to DIN 4102-1

Fire rating M1 acc. to NFP 92-501

Material: Aco;Polyisocyanurate
Acabamento: Electrogalvanized
Density: 80 kg/m?

Compressive Strength: 520 kPa @ 23 °C
Thermal Conductivity: 0.03W/m-K@ 10 °C
Temperatura: -40t0 90 °C

ESPECIFICAGOES

Table 1/2
Numero de catadlogo Numero do Espessura do Diametro externo NB/D Tamanho da haste B
artigo isolamento (oD) N (RS)

SCLIT310010 580091 13 mm 10 mm M8, M10 50
mm

SCLIT310012 580092 13 mm 12 mm M8, M10 50
mm

SCLI1310016 580093 13 mm 15 mm M8, M10 50
mm

SCLI1310018 580105 13 mm 18 mm M8, M10 50
mm

nVent.com/CADDY | 1


https://devinstance.nvent.com/pt-pt/caddy/products/efsscli13i0010
https://devinstance.nvent.com/pt-pt/caddy/products/efsscli13i0012
https://devinstance.nvent.com/pt-pt/caddy/products/efsscli13i0016
https://devinstance.nvent.com/pt-pt/caddy/products/efsscli13i0018
https://www.nvent.com/caddy

Numero de catalogo Numero do

SCLI1310022

SCLI1310027

SCLI1310028

SCLI1310034

SCLIT310035

SCLI1310042

SCLI1310049

SCLIT310054

SCLI1310060

SCLI1310076

SCLI1310089

SCLI1310108

SCLI1910070

SCLI1910012

SCLIT910076

SCLI1910018

Numero de catalogo

SCLI1910021

SCLI1910022

SCLI1910027

artigo

580111

580120

580121

580130

580135

580140

580150

580151

580160

581610

581620

581640

580270

580280

580290

580305

Nidmero do
artigo
580310

580311

580320

Espessura do Diametro externo

isolamento (oD)

13 mm 22 mm
13 mm 27 mm
13 mm 28 mm
13 mm 34 mm
13 mm 35 mm
13 mm 42 mm
13 mm 49 mm
13 mm 54 mm
13 mm 60 mm
13 mm 76 mm
13 mm 89 mm
13 mm 1708 mm
19 mm 10 mm
19 mm 12 mm
19 mm 175 mm
19 mm 18 mm

Table 2/2

Espessura do Diametro externo

isolamento (oD)

179 mm 2T mm
179 mm 22 mm
179 mm 27 mm

NB/D

20

25

32

40

50

65

80

NB/D

15

20

Tamanho da haste B

(RS)

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

M8, M10

Tamanho da haste B

(RS)

M8, M10

M8, M10

M8, M10
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Numero de catalogo Numero do Espessura do Diametro externo NB/D Tamanho da haste B
artigo isolamento (oD) N (RS)
SCLI1910028 580321 19 mm 28 mm M8, M10 50
mm
SCLIT910034 580330 19 mm 34 mm 25 M8, M10 50
mm
SCLIT910035 580335 19 mm 35 mm M8, M10 50
mm
SCLI11910042 580340 19 mm 42 mm 32 M8, M10 50
mm
SCLI1910049 580350 19 mm 49 mm 40 M8, M10 50
mm
SCLI1910054 580351 19 mm 54 mm M8, M10 50
mm
SCLIT910060 580360 19 mm 60 mm 50 M8, M10 50
mm
SCLIT910076 581670 179 mm 76 mm 65 M8, M10 50
mm
SCLI1910089 581680 19 mm 89 mm 80 M8, M10 50
mm
SCLI1910108 581700 19 mm 1708 mm M8, M10 50
mm
SCLIT910114 581710 19 mm 174 mm 100 M8, M10 50
mm
SCLI1910139 581725 19 mm 139.7 mm 125 M8, M10 50
mm
SCLIT910168 581735 19 mm 168.3 mm 150 M8, M10 50
mm
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AVISO

Os produtos nVent devem ser instalados e utilizados apenas conforme indicado nas fichas de instrugdo do produto e

materiais de treinamento da nVent. As fichas de instrucdo estédo disponiveis em www.nVent.com e com nossos

representantes de atendimento ao cliente nVent. A instalagdo inadequada, uso incorreto, aplicagao incorreta ou outra falha
qualquer em seguir completamente as instrugdes e avisos da nVent podem levar ao mau funcionamento do produto, danos
a propriedade, lesdes corporais graves e morte, e/ou anular sua garantia.

América do Norte

+1 800 753 9221

Opgao 1 — Apoio ao cliente
Opgao 2 — Assisténcia
técnica
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nvent

Europa

Paises Baixos:
+31 800-0200135
Franca:

+33 800901 793

Europa
Alemanha:

800 1890272
Outros paises:
+31 13 5835404
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