
BC-M Conduit to Beam Clamp

CARACTERISTICI

Easy installation to beam flanges

Eliminates offset bending conduit

Conduit clip rotates 360 degrees

Material: Spring Steel

Finish: nVent CADDY Armour

SPECIFICAȚII

Număr de catalog Article
Number

Outer Diameter
(OD)

Flange Thickness
(FT)

Torque
(TQ)

Static
Load

Certification
s

EBC16M 172590 23.4 - 35 mm 16 mm Max 3 N·m 450N ITB

EBC20M 172600 35 - 42 mm 16 mm Max 3 N·m 450N ITB

EBC24M 172610 42 - 50 mm 16 mm Max 3 N·m 450N ITB

EBC32M 172620 50 - 60 mm 16 mm Max 3 N·m 450N ITB

EBC6M 172580 14 - 18 mm 16 mm Max 3 N·m 450N

EBC812M 160200 18 - 30 mm 16 mm Max 3 N·m 450N ITB

 
We connect and protect
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https://devinstance.nvent.com/ro-ro/caddy/products/efsebc16m
https://devinstance.nvent.com/ro-ro/caddy/products/efsebc20m
https://devinstance.nvent.com/ro-ro/caddy/products/efsebc24m
https://devinstance.nvent.com/ro-ro/caddy/products/efsebc32m
https://devinstance.nvent.com/ro-ro/caddy/products/efsebc6m
https://devinstance.nvent.com/ro-ro/caddy/products/efsebc812m
https://www.nvent.com/caddy


DIAGRAMS

AVERTIZARE
Produsele nVent trebuie instalate și utilizate numai așa cum este indicat în fișele de instrucțiuni și materialele de formare ale
nVent. Fișele de instrucțiuni sunt disponibile pe www.nvent.com și de la reprezentantul dvs. de servicii clienți nVent. O
instalare incorectă, o utilizare abuzivă, o aplicare greșită sau orice altă lipsă de respectare completă a instrucțiunilor și
avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietății, la răniri corporale grave și moarte
și/sau poate anula garanția dvs.
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