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C-EC Cable to Strut Clamp

CARACTERISTICI

One-piece cable/conduit clamp with protective boot
No screws or bolts to drop
Requires only a screwdriver or nutdriver for installation

Fits into open side of strut channel

Material: Otel
Finish: Hot-Dip Galvanized
SPECIFICATII
Numar de catalog Article Outer Diameter Width Thickness Torque A B
Number (0oD) (W) (T) (TQ)
C12EC 337600 8-12mm 20 mm 17.5mm 2 N'm 18 mm 170 mm
Min Max
C16EC 337610 12-16 mm 20 mm 17.5mm 2 N'm 18 mm 170 mm
Min Max
C20EC 337620 16-20 mm 20 mm 17.5mm 2 N'm 18 mm 70 mm
Min Max
C24EC 337630 20-24 mm 20 mm 1.5 mm 2 N'm 18 mm 170 mm
Min Max
C28EC 337640 24 -28 mm 20 mm 1.5 mm 2 N'm 18 mm 170 mm
Min Max
C32EC 337650 28-32mm 25 mm 1.75 mm 2 N'm 18 mm 170 mm
Min Max
C36EC 337660 32-36 mm 25 mm 1.75 mm 2 N'm 18 mm 170 mm
Min Max
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Numar de catalog ArticleNumber Outer Diameter

C40EC

C44EC

C48EC

C52EC

C56EC

C60EC

C64EC

DETALIlI SUPLIMENTARE DESPRE PRODUS

337670

337680

337690

337700

337710

337720

337730

(oD)

36 -

40-

44 -

48 -

52 -

56 -

60 -

40 mm

44 mm

48 mm

52 mm

56 mm

60 mm

64 mm

Width(W) Thickness(T) Torque(TQ) A

25 mm

25 mm

25 mm

25 mm

25 mm

30 mm

30 mm

1.75 mm

2 mm

2 mm

2.25 mm

2.25 mm

2 N'm

4 N'm

4 N'm

4 N-m

4 N'm

4 N'-m

4 N'm

18 mm
Min
18 mm
Min
18 mm
Min
18 mm
Min
18 mm
Min
18 mm
Min
18 mm
Min

170 mm
Max

170 mm
Max

170 mm
Max

170 mm
Max

170 mm
Max

10 mm
Max

170 mm
Max

Screw is electrogalvanized on clamps that have an outer diameter of 40 mm or less.
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AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O

instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si

avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte

si/sau poate anula garantia dvs.
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