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EER-Ti/T Trapezoidal Deck Threaded Rod

Hanger

CARACTERISTICI

Supports threaded rod

Thread impression for simple installation

Material: Spring Steel

Finish: nVent CADDY Armour [a
SPECIFICATII
Table 1/2
Numar de catalog Article Hole Size Hole Flange Thickness Drill Bit Static Load 1
Number (HS) Type (FT) Diameter (F1)
EERTIM10 173140 10 mm Threaded 0.8-3 mm 7mm 450N
EERTIM6 173120 6 mm Threaded 0.8-3 mm 7mm 450N
EERTIM8 173130 8 mm Threaded 0.8-3 mm 7mm 450N
Table 2/2
Numar de catalog Article Number Static Load 2 (F2) Certifications
EERTIM10 173140 900N ITB
EERTIM6 173120 900N
EERTIM8 173130 900N ITB
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DETALIlI SUPLIMENTARE DESPRE PRODUS

Static Load 1 represents 0.8 - 2.0 mm flange thickness. Static Load 2 represents 2.0 - 3.0 mm flange thickness.

DIAGRAMS
r FT
F& HS
AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale
nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O
instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si
avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte
si/sau poate anula garantia dvs.
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