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EM-P Conduit to Flange Clip

CARACTERISTICI

Requires only a hammer to install
Available for EMT, rigid, IMT and aluminum conduit

Will pivot thru 360°

Material: Spring Steel

Finish: nVent CADDY Armour [a
SPECIFICATII
Numar de catalog Article Outer Diameter Flange Thickness Ultimate Static Load Certification
Number (oD) (FT) (F) s
12P24 175110 22 -30mm 3-8mm 110N
12P58 175120 22 -30mm 8-14 mm 110N
12P912 175130 22-30mm 14-20 mm T10N
16P24 175140 30-35mm 3-8mm T10N
16P58 175150 30-35mm 8-14 mm T10N
16P912 175160 30-35mm 14-20 mm T10N
8P24 172150 18-22mm 3-8mm 110N ITB
8P58 172160 18-22mm 8-14 mm 110N ITB
8P912 175100 18-22mm 14-20 mm 110N ITB
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https://devinstance.nvent.com/ro-ro/caddy/products/efs12p24
https://devinstance.nvent.com/ro-ro/caddy/products/efs12p58
https://devinstance.nvent.com/ro-ro/caddy/products/efs12p912
https://devinstance.nvent.com/ro-ro/caddy/products/efs16p24
https://devinstance.nvent.com/ro-ro/caddy/products/efs16p58
https://devinstance.nvent.com/ro-ro/caddy/products/efs16p912
https://devinstance.nvent.com/ro-ro/caddy/products/efs8p24
https://devinstance.nvent.com/ro-ro/caddy/products/efs8p58
https://devinstance.nvent.com/ro-ro/caddy/products/efs8p912
https://www.nvent.com/caddy

DIAGRAMS

AVERTIZARE

FT

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O

instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si

avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte

si/sau poate anula garantia dvs.
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