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Improved nVent CADDY Cat HP J-Hook Mod

Clip with Pedestal Clamp

Improved nVent CADDY Cat HP Mod Clip J-Hook with
Pedestal Clamp simplifies installation to pedestals under
raised floors. Enjoy enhanced stability and customization
for efficient cable management while gaining ultimate
flexibility on the job and minimizing inventory impact.

CARACTERISTICI

Listed for use with flexible conduit, cable, or tubing

Requires no screws, rivets or special tools for assembly

Works with nVent J-Hook Versa-Mount technology from
nVent CADDY
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SPECIFICATII
Numar de catalog Article Finish Material Pedestal Size Static
Number Load
CATHPMCD1B 186083 Electrogalvanized, nVent CADDY  Otel, Spring 19 mm Square, 25 mm 70N
Armour Otel Round
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https://devinstance.nvent.com/ro-ro/caddy/products/efscathpmcd1b
https://www.nvent.com/caddy

DIAGRAMS

AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O

instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si

avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte

si/sau poate anula garantia dvs.
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