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nVent CADDY Pyramid Tool-Free Pipe Clamp

CARACTERISTICI

Push-in clamps install without the need for additional tools
or strut clamps

Clamps come in two different sizes to fit project needs

Plastic clamps and base will not corrode pipe

Material: Nylon
Temperature: -45t0 65 °C

SPECIFICATII
Numar de catalog Article Number Outer Diameter (OD) Length (L) Width (W) A Unit Weight
PTF1C 360484 12.7-22.4 mm 40.6mm 19.7T mm 9.5mm  0.01 kg
PTF2C 360485 21.3-60.3 mm 81.3mm 19.7 mm 9.5mm  0.02 kg
DIAGRAMS

o M naing Rt

T T

nVent.com/CADDY | 1


https://devinstance.nvent.com/ro-ro/caddy/products/efsptf1c
https://devinstance.nvent.com/ro-ro/caddy/products/efsptf2c
https://www.nvent.com/caddy

AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O

instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si

avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte

si/sau poate anula garantia dvs.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support
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Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404

©2026 nVent. All nVent marks and logos are owned or licensed by nVent Services GmbH or its affiliates. All other trademarks are the property of

their respective owners. nVent reserves the right to change specifications without notice.
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