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nVent CADDY Speed Link SLK with Hammer-On

Flange Clip

CARACTERISTICI

Complete system includes wire, locking device and pre-
assembled nVent CADDY Hammer-On Flange Clip end
fitting

Installs with just a hammer

Fits most beams

Material: Otel;Polypropylene;Zinc Alloy @ @
Finish: Electrogalvanized ¢

Static Load Safety Factor: 5:1
Complies With: SMACNA HVAC-DCS

SPECIFICATII

Numar de catalog Article Number Wire Rope Diameter Wire Rope Length  Flange Thickness (FT)  Static Load

SLK15L34H24 196506 1.5 mm 3m 3-8mm 195N
SLK15L34H58 196507 1.5 mm 3m 8-14 mm 195N
SLK2L34H24 196535 2 mm 3m 3-8mm 440N
SLK2L34H58 196536 2 mm 3m 8-14 mm 440N
Height (H): 55 mm

Width (W): 19 mm

Thickness (T): 12.5mm

Angle (a): 90 ° Max
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https://devinstance.nvent.com/ro-ro/caddy/products/efsslk15l34h24
https://devinstance.nvent.com/ro-ro/caddy/products/efsslk15l34h58
https://devinstance.nvent.com/ro-ro/caddy/products/efsslk2l34h24
https://devinstance.nvent.com/ro-ro/caddy/products/efsslk2l34h58
https://www.nvent.com/caddy
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AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O
instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si
avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte
si/sau poate anula garantia dvs.
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