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We connect and protect

nVent CADDY Speed Link Y-Toggle with Eyelet

Extension

CARACTERISTICI

Attaches to clearance holes in a variety of structures or
hanging devices

Ideal for supporting lighting fixtures

Y-design provides improved stability

ORON"

SPECIFICATII

Table 1/2
Numar de catalog Article Materia Finish Static Load Safety = Wire Rope Wire Rope "Y"

Number | Factor Diameter Length (YL)
SLD15Y500 195960 Otel Electrogalvani  5:1 1.5 mm 0.5m
zed

Table 2/2
Numar de catalog Article Number A B Static Load
SLD15Y500 195960 39 mm 5mm 195N

DETALII SUPLIMENTARE DESPRE PRODUS
nVent CADDY Speed Link locking device not included.
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AVERTIZARE

Produsele nVent trebuie instalate si utilizate numai asa cum este indicat in fisele de instructiuni si materialele de formare ale

nVent. Fisele de instructiuni sunt disponibile pe www.nvent.com si de la reprezentantul dvs. de servicii clienti nVent. O

instalare incorecta, o utilizare abuziva, o aplicare gresita sau orice alta lipsa de respectare completa a instructiunilor si

avertismentelor nVent poate duce la defectarea produsului, la deteriorarea proprietatii, la raniri corporale grave si moarte

si/sau poate anula garantia dvs.
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