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HD Heavy Duty rorklamma

DESIGN

We connect and protect

Kalsvetsad anslutningsmutter har sidor for nyckel

Lattoppnad flans for rordimensioner upp till 4”

Bullerdéampning kategori Il enligt DIN EN ISO 3822-1

Uppfyller saker konstruktion av installation enligt DIN 4109

Klassificering "E” for brandreaktivitet enligt DIN EN 13501-

1

Material: Stal;EPDM-SBR-gummi
Temperatur: -50to 110 °C

Farg: Svart

SPECIFIKATIONER

S

Katalognummer
HDI023
HDI1028
HDI1045
HDI058
HDI065
HDIO78
HDIT16
HDI145
HDI273
HDIOO8EG

HDI008G

Artikelnummer
577034
577035
577038
577040
577041
577043
577048
577052
577066
579001

579081

Yta

Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat
Elforzinkat

GEOMET® 321

Table 1/4
Ytterdiameter (OD)
19-23 mm
24 -28 mm
40 - 45 mm
53 -58 mm
60 - 65 mm
73-78mm
108 -116 mm
138-145mm
265-273 mm
12-17 mm

12-17 mm

NB/DN Stangstorlek (RS) Bredd (W)

15

20

32

50

65

100

125

250

M8, M10
M8, M10
M8, M10
M8, M10
M8, M10
M10, M12
M10, M12
M12, M16
M16, M20
M8, M10

M8, M10

30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
40 mm
40 mm
25 mm

25 mm
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https://devinstance.nvent.com/sv-se/caddy/products/efshdi023
https://devinstance.nvent.com/sv-se/caddy/products/efshdi028
https://devinstance.nvent.com/sv-se/caddy/products/efshdi045
https://devinstance.nvent.com/sv-se/caddy/products/efshdi058
https://devinstance.nvent.com/sv-se/caddy/products/efshdi065
https://devinstance.nvent.com/sv-se/caddy/products/efshdi078
https://devinstance.nvent.com/sv-se/caddy/products/efshdi116
https://devinstance.nvent.com/sv-se/caddy/products/efshdi145
https://devinstance.nvent.com/sv-se/caddy/products/efshdi273
https://devinstance.nvent.com/sv-se/caddy/products/efshdi008eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi008g
https://www.nvent.com/caddy

Katalognummer
HDIO15EG
HDIO15G
HDIO20EG
HDI020G
HDIO25EG
HDI025G
HDIO32EG
HDIO32G

HDIO40EG

Katalognummer
HDI040G
HDIO47EG
HDI047G
HDIO50EG
HDIO50G
HDIO60EG
HDI060G
HDIO65EG
HDI065G
HDIO75EG
HDI0O75G
HDIOBOEG
HDI080G
HDIO85EG
HDI085G
HDIO95EG
HDI095G
HDITO0EG
HDIT00G

HDIT10EG

Artikelnummer
579002
579082
579003
579083
579004
579084
579005
579085

579006

Artikelnummer
579086
579007
579087
579008
579088
579009
579089
579011
579091
579012
579092
579013
579093
579014
579094
579015
579095
579016
579096

579017

Yta
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321

Elforzinkat

Yta

GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321
Elforzinkat
GEOMET® 321

Elforzinkat

Ytterdiameter (OD)

21-28 mm

21 -28 mm

25-32 mm

25-32 mm

33-40 mm

33-40 mm

47 - 48 mm

471 - 48 mm

48 - 56 mm

Table 2/4

Ytterdiameter (OD)

48 - 56 mm

53-59 mm

53-59 mm

60-69 mm

60 -69 mm

67 -75mm

67 -75mm

75-81 mm

75-81 mm

83-91 mm

83-91 mm

87 -95mm

87 -95mm

95-104 mm

95-104 mm

102 -112 mm

102-112mm

109-119 mm

109-119 mm

122-138 mm

NB/DN Stangstorlek (RS)

15
15
20
20

25

32
32

40

NB/DN

40

50

50

65

65

80

80

100

100

M8, M10
M8, M10
M8, M10
M8, M10
M8, M10
M8, M10
M8, M10
M8, M10

M8, M10

Stangstorlek (RS)

M8, M10
M8, M10
M8, M10
M8, M10
M8, M10
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12
M10, M12

M12, M16

Bredd (W)
25 mm
25 mm
25 mm
25 mm
25 mm
25 mm
25 mm
25 mm

25 mm

Bredd (W)
25 mm
25 mm
25 mm
25 mm
25 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm
30 mm

40 mm
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https://devinstance.nvent.com/sv-se/caddy/products/efshdi015eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi015g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi020eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi020g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi025eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi025g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi032eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi032g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi040eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi040g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi047eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi047g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi050eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi050g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi060eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi060g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi065eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi065g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi075eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi075g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi080eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi080g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi085eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi085g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi095eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi095g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi100eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi100g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi110eg
https://www.nvent.com/caddy

Katalognummer
HDIT10G
HDIT20EG
HDI120G
HDIT25EG
HDI125G
HDIT40EG
HDI140G
HDIT50EG
HDIT150G
HDIT80EG
HDI180G
HDI200EG
HDI200G
HDI250EG
HDI250G
HDI300EG
HDI300G
HDI350EG
HDI350G

HDI400EG

Katalognummer
HDI400G
HDI450EG
HDI450G
HDI500EG

HDI500G

Katalognummer

HDI1023
HDI028
HDI045

HDI058

Artikelnummer Yta Ytterdiameter (OD)
579097 GEOMET® 321 122-138 mm
579018 Elforzinkat 128 -141 mm
579098 GEOMET® 321  128-141 mm
579019 Elforzinkat 136 -147 mm
579099 GEOMET® 321 136-147 mm
579021 Elforzinkat 153 -164 mm
579101 GEOMET® 321 153 -164 mm
579022 Elforzinkat 164-174 mm
579102 GEOMET® 321 164-174 mm
579023 Elforzinkat 196 - 209 mm
579103 GEOMET® 321 196 -209 mm
579024 Elforzinkat 214 -226 mm
579104 GEOMET® 321  214-226 mm
579025 Elforzinkat 266 - 274 mm
579105 GEOMET® 321 266 -274 mm
579026 Elforzinkat 308-324 mm
579106 GEOMET® 321 308-324 mm
579027 Elférzinkat 340 -356 mm
579107 GEOMET® 321  340-356 mm
579028 Elforzinkat 393 -409 mm
Table 4/4
Artikelnummer Yta Ytterdiameter (OD)
579108 GEOMET® 321 393 -409 mm
579029 Elforzinkat 444 - 460 mm
579109 GEOMET® 321 444 -460 mm
579031 Elforzinkat 497 - 512 mm
579111 GEOMET® 321 497 -512 mm
Table 1/4

Artikelnum Tjocklek Skruvdiamete Skruvdiameter,

mer (T r (Sc) metrisk (Sc)

577034 2.5mm 6 mm M6

577035 2.5 mm 6 mm M6

577038 2.5 mm 6 mm M6

577040 2.5 mm 6 mm M6

Table 3/4

NB/DN Stangstorlek (RS)
M12, M16
M12, M16
M12, M16
125 M12, M16
125 M12, M16
M12, M16
M12, M16
150 M12, M16
150 M12, M16
M12, M16
M12, M16
200 M12, M16
200 M12, M16
250 M20
250 M20
300 M20
300 M20
350 M20
350 M20
400 M20
NB/DN Stangstorlek (RS)
400 M20
450 M20
450 M20
500 M20
500 M20
Skruvlangd Statisk
(L) belastning
30mm 2000N
30mm 2000N
30mm 2000N
30mm 2000N

Bredd (W)
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
40 mm
50 mm
50 mm
50 mm
50 mm
50 mm
50 mm

60 mm

Bredd (W)
60 mm
60 mm
60 mm
60 mm

60 mm

Certifierin
gar

ITB
ITB
ITB

ITB
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https://devinstance.nvent.com/sv-se/caddy/products/efshdi110g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi120eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi120g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi125eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi125g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi140eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi140g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi150eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi150g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi180eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi180g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi200eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi200g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi250eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi250g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi300eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi300g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi350eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi350g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi400eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi400g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi450eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi450g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi500eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi500g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi023
https://devinstance.nvent.com/sv-se/caddy/products/efshdi028
https://devinstance.nvent.com/sv-se/caddy/products/efshdi045
https://devinstance.nvent.com/sv-se/caddy/products/efshdi058
https://www.nvent.com/caddy

Katalognummer Artikelnum Tjocklek Skruvdiamete Skruvdiameter, Skruvlangd Statisk Certifierin

mer (T) r (Sc) metrisk (Sc) (L) belastning gar
HDI065 577041 2.5mm 8 mm M8 40mm 2000N ITB
HDIO78 577043 3 mm 8 mm M8 40mm 3500N ITB
HDI116 577048 3 mm 8 mm M8 40mm 3500N ITB
HDI145 577052 4 mm 170 mm M10 40mm 5000N ITB
HDI273 577066 4 mm 12 mm M12 40mm T0000N ITB
HDIOO8EG 579001 2 mm 8 mm M8 25mm 2000N
HDIO08G 579081 2 mm 8 mm M8 25mm 2000N
HDIO15EG 579002 2mm 8 mm M8 25mm 2000N
HDIO15G 579082 2 mm 8 mm M8 25mm 2000N
HDIO20EG 579003 2 mm 8 mm M8 25mm 2000N
HDI020G 579083 2 mm 8 mm M8 25mm 2000N
HDIO25EG 579004 2 mm 8 mm M8 25mm 2000N
HDI025G 579084 2 mm 8 mm M8 25mm 2000N
HDIO32EG 579005 2 mm 8 mm M8 25mm 2000N
HDI032G 579085 2 mm 8 mm M8 25mm 2000N
HDIO40EG 579006 2 mm 8 mm M8 25mm 2000N
Table 2/4
Katalognummer Artikelnum Tjocklek Skruvdiamete Skruvdiameter, Skruvlangd Statisk Certifierin
mer (T) r (Sc) metrisk (Sc) (L) belastning gar
HDI040G 579086 2 mm 8 mm M8 25mm 2000N
HDIO47EG 579007 2mm 8 mm M8 25mm 2000N
HDI047G 579087 2 mm 8 mm M8 25mm 2000N
HDIO50EG 579008 2 mm 8 mm M8 25mm 2000N
HDIO50G 579088 2 mm 8 mm M8 25mm 2000N
HDIO60EG 579009 3 mm 8 mm M8 25mm 3500N
HDI060G 579089 3mm 8 mm M8 25mm 3500N
HDIO65EG 579011 3 mm 8 mm M8 25mm 3500N
HDI065G 579091 3mm 8 mm M8 25mm 3500N
HDIO75EG 579012 3 mm 8 mm M8 25mm 3500N
HDIO75G 579092 3 mm 8 mm M8 25mm 3500N
HDIOBOEG 579013 3 mm 8 mm M8 25mm 3500N
HDI080G 579093 3 mm 8 mm M8 25mm 3500N
HDIO85EG 579014 3 mm 8 mm M8 25mm 3500N
HDI085G 579094 3mm 8 mm M8 25mm 3500N
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https://devinstance.nvent.com/sv-se/caddy/products/efshdi065
https://devinstance.nvent.com/sv-se/caddy/products/efshdi078
https://devinstance.nvent.com/sv-se/caddy/products/efshdi116
https://devinstance.nvent.com/sv-se/caddy/products/efshdi145
https://devinstance.nvent.com/sv-se/caddy/products/efshdi273
https://devinstance.nvent.com/sv-se/caddy/products/efshdi008eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi008g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi015eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi015g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi020eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi020g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi025eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi025g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi032eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi032g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi040eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi040g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi047eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi047g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi050eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi050g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi060eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi060g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi065eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi065g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi075eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi075g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi080eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi080g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi085eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi085g
https://www.nvent.com/caddy

Katalognummer

HDIO95EG
HDI095G
HDITO0EG
HDIT100G

HDIT10EG

Katalognummer

HDIT10G
HDIT20EG
HDI120G
HDIT125EG
HDI125G
HDIT40EG
HDIT140G
HDIT50EG
HDI150G
HDIT80EG
HDI180G
HDI200EG
HDI200G
HDI250EG
HDI250G
HDIS00OEG
HDI300G
HDI350EG
HDI350G

HDI400EG

Katalognummer

HDI1400G
HDI450EG

HDI450G

Artikelnum
mer

579015
579095
579016
579096

579017

Artikelnum
mer

579097
579018
579098
579019
579099
579021
579101
579022
579102
579023
579103
579024
579104
579025
579105
579026
579106
579027
579107

579028

Artikelnum
mer

579108
579029

579109

Tjocklek
(M)

3 mm
3 mm

3 mm

Tjocklek
(M

4 mm
4 mm
4 mm
4 mm
4 mm

4 mm

4 mm
4 mm
4 mm
5mm
5mm
5mm
5mm
5mm
5mm

6 mm

Tjocklek
(M

6 mm
6 mm

6 mm

Skruvdiamete Skruvdiameter,

r (Sc) metrisk (Sc)
10 mm M10
170 mm M10
170 mm M10
170 mm M10
170 mm M10
Table 3/4

Skruvdiamete Skruvdiameter,

r (Sc) metrisk (Sc)
10 mm M10
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
12 mm M12
16 mm Min M16
16 mm M16
16 mm M16
16 mm M16
16 mm M16
16 mm M16
16 mm M16
Table 4/4

Skruvdiamete Skruvdiameter,

r (Sc) metrisk (Sc)
16 mm M16
16 mm M16
16 mm M16

Skruvlangd
(L)

40mm
40mm
40mm
40mm

40mm

Skruvlangd
(L)

40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
40mm
60mm
60mm
60mm
60mm
60mm
60mm

60mm

Skruvlangd
(L

60mm
60mm

60mm

Statisk

belastning

3500N

3500N

3500N

3500N

3500N

Statisk

belastning

3500N
3500N
3500N
3500N
3500N
3500N
3500N
3500N
3500N
8500N
8500N
8500N
8500N
T0000N
T0000N
12500N
12500N
12500N
12500N

12500N

Statisk

belastning

12500N

12500N

12500N

Certifierin

gar

Certifierin

gar

Certifierin

gar
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https://devinstance.nvent.com/sv-se/caddy/products/efshdi095eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi095g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi100eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi100g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi110eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi110g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi120eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi120g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi125eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi125g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi140eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi140g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi150eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi150g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi180eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi180g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi200eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi200g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi250eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi250g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi300eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi300g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi350eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi350g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi400eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi400g
https://devinstance.nvent.com/sv-se/caddy/products/efshdi450eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi450g
https://www.nvent.com/caddy

Katalognummer

mer
HDI5S00EG 579031
HDI500G 579111

Artikelnum Tjocklek

(M r (Sc)
6 mm 176 mm
6 mm 16 mm

YTTERLIGARE PRODUKTINFORMATION

Skruvdiamete Skruvdiameter,

metrisk (Sc) (L)
M16 60m
M16 60m

Skruvlangd Statisk

Certifierin

belastning gar
m 12500N
m 12500N

Foder av EPDM-gummi.

DIAGRAMS

VARNING
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nVent produkter ska installeras och anvéndas endast sd som anges i nVents bruksanvisning och utbildningsmaterial.

Bruksanvisningar ar tillgangliga pd www.nvent.com och fran din nVent kundtjanstrepresentant. Felaktig installation,

missbruk, felapplicering eller annan brist i att helt folja nVents instruktioner och varningar kan orsaka att produkten brister,

egendomsskador, allvarliga kroppsskador och dodsfall och/eller ogiltigforklara din garanti.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support

\v

nvent

Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404

©2026 nVent. Alla nVent-marken och -logotyper &gs eller licensieras av nVent Services GmbH eller dess narstdende bolag. Alla andra varumérken

tillhor respektive dgare. nVent férbehéller sig ratten att andra specifikationer utan foregaende meddelande.

This document is system-generated.

APAC

Shanghai:

+ 86212412 1618/19
Sydney:

+61 29751 8500



https://devinstance.nvent.com/sv-se/caddy/products/efshdi500eg
https://devinstance.nvent.com/sv-se/caddy/products/efshdi500g
https://www.nvent.com/caddy

