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PEMSA tradkorgsfack L faste

DESIGN

Lattanvand, snabbkopplingsfunktion
|dealisk for typiska vagg- och kanalinstallationer

IEC 61537 belastnings- och jordningskompatibel

Material: Stal ﬁ @ c UK
Yta: Elforzinkat = 22, cA

SPECIFIKATIONER

Katalognummer  Artikelnu Langd Bredd Hojd Statisk Certifieringar
mmer (L) (W) (H) belastning
WBT100LBRKT 820200 170mm 54 mm 138 588N ANOR EU WTB B S, DoP, CADDY EU WBT, CE,
mm CADDY EU WBT BRT
WBT150LBRKT 820210 220mm 54 mm 138 588N CE, CADDY EU WBT BRT, DoP, CADDY EU WBT,
mm ANOR EUWTB B S

WBT200LBRKT 820220 270mm 54 mm 138 588N

mm
WBT300LBRKT 820230 370mm 54 mm 138 373N UKCA, CADDY EU WBT B, DoP, CADDY EU WBT,
mm ANOR EU WTB B S, CE, CADDY EU WBT BRT
WBT400LBRKT 820240 470mm 54 mm 138 275N ANOR EUWTB B S, DoP, CADDY EU WBT, UKCA,
mm CADDY EU WBT B, CE, CADDY EU WBT BRT
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https://devinstance.nvent.com/sv-se/caddy/products/efswbt100lbrkt
https://devinstance.nvent.com/sv-se/caddy/products/efswbt150lbrkt
https://devinstance.nvent.com/sv-se/caddy/products/efswbt200lbrkt
https://devinstance.nvent.com/sv-se/caddy/products/efswbt300lbrkt
https://devinstance.nvent.com/sv-se/caddy/products/efswbt400lbrkt
https://www.nvent.com/caddy
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nVent produkter ska installeras och anvéndas endast sd som anges i nVents bruksanvisning och utbildningsmaterial.

Bruksanvisningar ar tillgangliga pd www.nvent.com och fran din nVent kundtjanstrepresentant. Felaktig installation,

missbruk, felapplicering eller annan brist i att helt folja nVents instruktioner och varningar kan orsaka att produkten brister,

egendomsskador, allvarliga kroppsskador och dddsfall och/eller ogiltigforklara din garanti.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support
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Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404

©2026 nVent. Alla nVent-marken och -logotyper &gs eller licensieras av nVent Services GmbH eller dess narstdende bolag. Alla andra varumérken

tillhor respektive dgare. nVent férbehéller sig ratten att andra specifikationer utan foregaende meddelande.
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Shanghai:

+ 86212412 1618/19
Sydney:

+61 29751 8500
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