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U-kanals styrarm, perforerad med stag

DESIGN

U-profilerad konsolarm med stag

Perforerat/sparat utférande

Material: Stal
Yta: Varmforzinkat

SPECIFIKATIONER

Katalognummer Artikelnummer Langd (L) Hojd (H) Bredd (W) Halstorlek (HS)
CUCS0250HD 312110 250mm 230 mm 40 mm 13 mm
CUCS0300HD 312120 300mm 230 mm 40 mm 13 mm
CUCS0400HD 312140 400mm 230 mm 40 mm 13 mm
CUCSO0500HD 312160 500mm 230 mm 40 mm 13 mm
CUCS0600HD 312170 600mm 230 mm 40 mm 13 mm
CUCS0800HD 312180 800mm 400 mm 40 mm 13 mm
CUCS1000HD 312190 1000mm 400 mm 40 mm 13 mm
CUCS1300HD 312195 1300mm 400 mm 40 mm 13 mm
A.: 30 mm

B.: 30 mm

C.. 50 mm

D.: 177 mm

E: 36 mm

Tjocklek (T): 3 mm
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https://devinstance.nvent.com/sv-se/caddy/products/efscucs0250hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs0300hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs0400hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs0500hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs0600hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs0800hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs1000hd
https://devinstance.nvent.com/sv-se/caddy/products/efscucs1300hd
https://www.nvent.com/caddy

Diameter (@): 11 mm
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VARNING

nVent produkter ska installeras och anvéndas endast sd som anges i nVents bruksanvisning och utbildningsmaterial.
Bruksanvisningar ar tillgangliga pd www.nvent.com och fran din nVent kundtjanstrepresentant. Felaktig installation,
missbruk, felapplicering eller annan brist i att helt folja nVents instruktioner och varningar kan orsaka att produkten brister,
egendomsskador, allvarliga kroppsskador och dddsfall och/eller ogiltigforklara din garanti.

North America
+1.800.753.9221

Option 1 — Customer Care
Option 2 — Technical
Support
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Europe
Netherlands:

+31 800-0200135
France:

+33 800901 793

Europe
Germany:

800 1890272
Other Countries:
+31 13 5835404

©2026 nVent. Alla nVent-marken och -logotyper &gs eller licensieras av nVent Services GmbH eller dess narstdende bolag. Alla andra varumérken
tillhor respektive dgare. nVent férbehéller sig ratten att andra specifikationer utan foregaende meddelande.
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Shanghai:

+ 86212412 1618/19
Sydney:

+61 29751 8500
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