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300M Universal Beam Clamp

Thae

We connect and protect

Universal beam clamp for standard beams

Structural attachment (with infinite adjustment) to top

or bottom flange of metal beams to support hanger rod

Including set screw and lock nut
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30009MM 38950 9 mm 18 mm 21 14N-m 1200N ITB, VdS G4005005
0 Max mm Min
30011MM 38951 11 mm 20 mm 23 14N-m 2500N VdS G4005005, FM Approved, Pipe
0 Max mm Min Hanger Components, ITB
30013MM 38952 13 mm 26 mm 35 14N-+m 3500N FM Approved, Pipe Hanger
0 Max mm Min Components, VdS G4913044, ITB
30017MM 38950 17 mm 28 mm 30 14N-m 5500N FM Approved, Pipe Hanger
5 Max mm Min Components, ITB, VdS G4031026
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Setscrew must be tightened and torqued onto the sloped side of the I-beam.
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https://devinstance.nvent.com/zh-cn/caddy/products/efs30009mm
https://devinstance.nvent.com/zh-cn/caddy/products/efs30011mm
https://devinstance.nvent.com/zh-cn/caddy/products/efs30013mm
https://devinstance.nvent.com/zh-cn/caddy/products/efs30017mm
https://www.nvent.com/caddy
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