\v

TS
ﬂ\/ent | CADDY We connect and protect

BC200/BC400 Beam Clamp
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Threaded hole on back and bottom
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BC200 0.25 16 mm Max 3N*m 440N
BC400 0.375 19.1 mm Max 3N+*m 880N
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Setscrew must be tightened and torqued onto the sloped side of the I-beam.
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https://devinstance.nvent.com/zh-hk/caddy/products/efsbc200
https://devinstance.nvent.com/zh-hk/caddy/products/efsbc400
https://www.nvent.com/caddy
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